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Roofs and facades of industrial and commercial buildings are often 
clad in metal shingles. They are also becoming increasingly popular 
for residential buildings. 

According to DIN EN 62305-3 and the corresponding Supplement 4,  
metal shingles can be used as a natural down conductor under 
certain conditions. If these conditions are not fulfilled, an additional 
air-termination system must be installed for the purpose of 
preventive fire protection in the form of a lightning protection 
system. 

DEHNgrip offers the right solution here according to the installation 
conditions. 

Roof covering with metal shingles
For a permanent and safe air-termination system, an additional 
down conductor is recommended in conjunction with metal 
shingles. 

High-resistance random connections are then no longer a problem 
when testing the system. This also enables a continuity test and 
measurement according to the requirement DIN EN 62305-3 Suppl. 
3. The defined down conductor avoids sparking for the purpose of 
preventive fire protection.

Roof conductor holder on PREFA small-format shingles

Ideal for metal roof shingles, such as PREFA roof systems, bitumen shingles and shingles made 
of natural materials.

Technical data

Material of roof conductor holder StSt

Clamping range 2 - 8 mm

Height of conductor holder 20 mm

Material of conductor holder StSt

Conductor support Rd 8 mm

Conductor routing loose

Standard EN 62561-4

Part No. 206 379

Highlights:

•	 Secure hold thanks to 
the clamping claws

•	 Installation without tools

•	 Loose conductor routing

•	 Adjustable clamping 
range

•	 Suitable for shingles 
made of metal, bitumen 
or natural materials

•	 Tested according to EN 62561-4

Source: Kraus+Kübrich GmbH

Installation detail holder – sectional view of clamping

DEHNgrip roof conductor holder
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Fixing holder  
for ... 
 

Round standing 
seam (holder capable 
of carrying lightning 
currents)

Round standing 
seam (holder for  
cable routing) 

Clamping seam 
(holder capable of 
carrying lightning 
currents)

Standing seam 
(holder capable of 
carrying lightning 
currents)

Standing seam  
(holder for cable 
routing) 

Part No. 223 010 / 223 040 223 011 / 223 041 223 070 365 059 223 031

Material StSt / AI StSt / AI AI StSt StSt

Clamping range D 20 - 25 mm D 20 - 25 mm approx. 18 / 22 mm 0.7 - 8 mm 0.7 - 8 mm

Standard EN 62561-1 EN 62561-4 EN 62561-1 EN 62561-1 EN 62561-4

PU 50 pieces 50 pieces 50 pieces 50 pieces 50 pieces

Roof conductor 
holder for ... 
 

Trapezoidal roof  
(holder capable of  
carrying lightning  
currents)

Trapezoidal roof  
(holder for cable  
routing) 

Metal roofs with  
adhesive pad 
 

Metal roofs with  
adhesive pad 
 

Part No. 223 020 223 021 297 110 297 120

Material StSt StSt Plastic StSt

Standard EN 62561-1 EN 62561-4 –– EN 62561-4

PU 50 pieces 50 pieces 50 pieces 50 pieces

Roof covering with bitumen shingles
The clamping range of 2 - 8 mm enables installation even for thin roof coverings, such as bitumen 
shingles. Cutting in is avoided due to the adapted geometry of the pressure plate. A specially shaped 
clamping claw fixes the position.

Roof covering with shingles made of natural materials
DEHNgrip is also suitable as a holder for roof coverings made of natural materials, such as wood and 
slate. The holder can be easily pushed underneath due to the low height of the base part. DEHNgrip 
can be installed without using tools. A simple rotational movement is sufficient to adjust the clamping 
force according to the conditions.

DEHN product portfolio for metal roofs
DEHN offers an extensive product portfolio for fixing additional air-termination systems to metal roofs. When using two roof conductor 
holders (clamps / clamping pieces) which have been tested for the respective roof profile, a lightning current carrying capability of  
100 kA (10/350 µs) is provided.

DEHNgrip roof conductor holder


