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DEHN Safety Equipment -
Pioneers in electrical safety

As experts in electrical engineering, we accompany you step by
step on the way to Vision ZERO with innovative products and ser-
vices that combine safety, ease of use and quality. Our networked

protection modules make electrical safety measurable, traceable - 2025
Smart product world

and future-proof.
around the DEHNwork app

From well thought-out technical, organisational and personal
safety measures to smart safety devices - our solutions help you
prevent electrical accidents at work, make processes more eff- 2021

cient and ensure compliance with legal requirements. DEHNarX
Risk Assessment

2023
Protective measures
according to the

1953 TOP principle (ArbSchG)
Legendary fxed ball

point is patented

*1952
DEHN safety equipment 2014
1951 isborn Introduction of the DEHNshort
"That must never arc fault protection system
happen again!" -

2010
DEHNcare
protective clothing

Richard Dehn takes
note of a fatal acci-
dent caused by an

EaS device

1952
Initial development activities
"Earthing and short-circuiting"

Q.

»
1910 l

DEHN electrical installation

How it all began -
and why we are not standing still
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Safe person. Safe system.
Your path to electrical safety.

Working on electrical systems is not without danger - even a
small error can have serious consequences. Over 70 years ago in
1951, a fatal electrical accident, which came to the attention of our
managing director at the time, prompted DEHN to enter the feld
of occupational safety.

Since then, we have been developing comprehensive protection
solutions that combinetechnology, organisation, and personal
protective equipment with smart products and services. We are
thus making a decisive contribution to Vision Zero: maximum
safety for people and systems.

DEHN protects.
That is our promise.

DEHN safety equipment extends this promise beyond lightning and surge
protection to the most important component when working on electrical
installations: people.

DEHNcare ArcFlt HLP, page 13@L
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What makes DEHN special:

Holistic thinking: We combine technical, organisational, per-
sonal and NEW smart protective measures

(TOP+S principle) to create a seamless safety concept.

Smart networking: With innovative devices such as DEHNsense
EFD or DEHNproX HVD and the DEHNwork app, we create
digital security that thinks for itself.

Developed with practical application in mind: Our products
are the result of decades of experience in electrical engineering
and direct dialogue with users.

Reliably protected: From PPE and protection systems against
arc faults to smart services - DEHN offers tested quality you can
rely on.

DEHN Safety Equipment - Your partner for electrical safety.

-




Be responsible -

Protect employees from eIectrlcaI acudents

T - Technical measures
Combat hazards at the source.

DEHNSshort

Quenches arcs as soon as they occur and
drastically minimises the energy of an
, arc fault. From page 157.

S DEHNproX
Safety devices and equipment for com-
/ pliance with the 5 safety rules of electrical
engineering as well as products for live
working. From page 29.
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Enabling Vision ZERO

Technical, organizational, and
personal measures supplemented
with smart technology

Safety according to the TOP+S principle: The pyramid is the
DEHN-specifc version of the internationally recognised Hierarchy
of Risk Control - extended by smart protective measures -

for even more safety when working on electrical installations.

Safety according to the TOP+S principle - internationally
compatible

The TOP principle (Technical - Organisational - Personal) is
enshrined in the German Occupational Health and Safety Act
and forms the basis of our protection portfolio. The Hierarchy of
Risk Control applies internationally - both models follow the same
logic:

1. Avoid / eliminate hazards at source

2. Technical measures

3. Organisational measures

4. Personal protective equipment to mitigate the residual risk

O - Organisational measures
Establish and implement safety structures.

————

P - Personal measures
Protect against the residual risk.

Elimination
Substitution

T-Technical
Engineering Controls
Combat hazards at the source.

O - Organisational
Awareness, Administrative Controls
Establish safety structures

P - Personal
PPE
Protection against residual risk

+S-Smart
Networked systems, apps and sensor technology for early warning

Documentation and optimisation

DEHN combines these approaches and supplements them with
smart protective measures (S).

"Our smart and networked solutions increase the level of pro-
tection, create transparency and support responsible managers
worldwide in implementing Vision ZERO."

Vision Zero is the vision of a world without occupational accidents
and work-related ilinesses. With a comprehensive TOP+S protec-
tion concept from DEHN Arbeitsschutz, you can prevent accidents
when working on electrical installations.

+ S - Smart measures
Optimise protection through networking.

DEHNarX

Regularly assess hazards and develop
a protection concept for your electrical
installations. From page 21.

DEHNacademy

Raise awareness of the dangers of electric-
ity and provide information on compliance
with standards and specifcations when
working on electrical installations. Page 20.

Periodic inspections

Regular inspection and maintenance of
voltage detectors and EaS devices.
Page 10.
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DEHNCcare protective clothing

Personal protective equipment against

arc faults reduces the residual risk of injury/
burns and protects body areas in the dan-
ger zone of the electrical installation.

From Page 123.

DEHNCcare face protection and gloves
For body areas that are even closer to the
points of danger in the work area.

From Page 142.

DEHNwork App
Document safety and responsibility seam-
lessly via app. Page 28.

DEHNsense EFD

Detects electric felds in real time and
provides early warning of dangerous situa-
tions before arisk arises. From Page 25.

DEHNproX HVD

Online confgurable and app-supported,
the voltage detector provides an intel-
ligent system for voltage testing that
ensures maximum safety in medium and
high-voltage installations. From Page 44.



DEHN - Informative

On the following pages, you will fnd basic information which
helps you fnd your way around the DEHN Safety Equipment
catalogue and presents important additional information on the
product in a structured way.

In the 1st part you will fnd all relevant standards and in the 2nd
part practical additional information.

Detailed structure of the DEHN informative pages:

STANDARDS

STANDARDS

1. Standardsfortools, equipment, protective and auxiliary equipment
2. Standardsand test principles for personal protective equipment
3. Standards for active protection against arc faults

4. Provisions for periodic inspections

PRACTICAL Additional Information

5. Short descriptions

5.1 Materials

5.2 Surface treatment

5.3 Conductor types

6. Minimum lengths of insulating elements
7. Explanation of symbols

1. Standards for tools, equipment,
protective and auxiliary equipment

Part 213 Multipurpose insulating sticks for electrical operations
in high-voltage installations (EN 50508)

DIN VDE 0671-213 (IEC/EN 62271-213)
Voltage detection and indication systems

Part 401 Two-pole voltage detector for low-voltage system
(IEC/EN 61243-3)

DIN VDE 0671-215 (IEC/EN 62271-215)

Phase comparator in combination with a voltage detection
and indication device

Part 411 Voltage detector, capacitive type for voltages exceed-
ing 1 kV AC (IEC/EN 61243-1)

Part 412 Voltage detector, resistive (ohmic) type
for voltages of 1 kV to 36 kV AC (IEC/EN 61243-2)

Part 415 Voltage detecting systems (IEC/EN 61243-5)

DIN VDE 0680

Personal protective equipment, protective equipment and
devices for working on live parts up to 1000 V

Part 417 Voltage detectors, distance voltage detectors
(preliminary standard DIN VDE 0682-417)

Part 421 Voltage detectors, capacitive type for voltages exceed-
ing 1 kV AC and a frequency of 16.7 Hz
(preliminary standard DIN VDE V 0682-421)

Part1: Insulating protective devices
Part4  NH fuse puller
Part7  Fuse handles for low-tension HRC-fuses

Part 431 Part 1: Phase comparator Capacitive type for voltages
exceeding 1 kV AC (IEC/EN 61481-1)

Part 431 Part 2: Phase comparator Resistive (ohmic) type for volt-
ages exceeding 1 kV to 36 kV AC (IEC/EN 61481-2)

DIN VDE V 0681

Operating, testing and safeguarding devices for work on electri-
cally energized systems with rated voltages exceeding 1 kV

Part 511 Electrically insulating blankets (IEC/EN 61112)

Part 512 Electrically insulating mats (IEC/EN 61111)

Part 552 Insulating protective shutters over 1 kV

Part1: General specifcations for DIN VDE V 0681 Part 2-3 Part 603 Telescopic sticks and telescopic measuring sticks
Part2  Switching sticks (IEC/EN 62193)
Part3  Fusetongs Part 621: Equipment for suction cleaning of live parts
Part6 Voltage detectors for the overhead contact line systems with a rated voltage from 1 kV to 36 kv

of electric railways (DIN VDE 0681-6)
DIN VDE 0682

Devices and equipment for working on live parts

Part 201 Live working - Hand tools for use up to 1000 V AC and
1500 V DC (IEC/EN 60900)

Part 211 Live working - Insulating sticks and interchangeable
operating heads - Part 1: Insulating sticks

DIN VDE 0683
Portable equipment for earthing or earthing and short-circuiting

Part 100, Portable equipment for earthing or earthing and
short-circuiting (IEC/EN 61230)

Suppl. 1 Supplement 1: Notes on the selection and application
(e.g. maintenance checks)

Part 212 Live working - Insulating sticks and interchangeable
operating heads - Part 2: Interchangeable operating
heads

Part 200 Earthing or earthing and short-circuiting equipment
using lances as a short-circuiting device - Lance earthing
(IEC/EN 61219)
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DEHN - Informative

2. Standards and test principles for personal
protective equipment

ENISO 11611 Protective clothing for welding and
related processes

EN ISO 11612 Clothing to protect against heat and fame -
Minimum performance requirements

EN ISO 13688 Protective clothing - General requirements

EN ISO 14116 Protective clothing - Protection against
fame - Limited fame spread materials,
material assemblies and clothing

EN ISO 20345 Personal protective equipment -

Safety footwear

EN ISO 20471+A1

High-visibility clothing - Test methods and
requirements

GS-ET 29 Principles of testing and certifcation of face
shields for electrical work

GS-ET 42-2 Additional requirements for the testing and
certifcation of heat-protective gloves for
protection against the thermal effects of an
arc fault

ASTM F1959 Standard Test Method for Determining the
Arc Rating of Materials for Clothing

ASTM F2178 Standard Specifcation for Arc Rated Eye or
Face Protective Products

ASTM F2675 Standard Test Method for Determining

Arc Ratings of Hand Protective Products
Developed and Used for Electrical Arc Flash
Protection

EN ISO 21420 Protective gloves - General requirements
and test methods
EN 166 Personal eye protection - Specifcations 3. Standards for active protection against arc faults
EN 170 Personal eye protection - Ultraviolet fiters - DINEN IEC Low-voltage switchgear and controlgear -
Transmittance requirements and recom- 60947-9-1 Active arc-fault mitigation systems -
mended use Part 9-1: Arc quenching devices
EN 388+Al1 Protective gloves against mechanical risks DIN EN IEC Low-voltage switchgear and controlgear -
EN 407 Protective gloves and other hand protection 60947-9-2 Active a.rc-faL_JIt mitigation systems -
equipment against thermal risks (heat and/ Part 9-2: Optical-based internal arc-detec-
or fre) tion and mitigation devices
EN 1149 Protective clothing - Electrostatic properties IEC 60364-4-42  Low-voltage electrical installations
- - — - Part 4-42: Protection for safety - Protection
EN 13034+A1 Protective clothing against liquid chemicals - against thermal effects
Performance requirements for chemical pro- (E DIN VDE 0100-420)
tective clothing offering limited protective - - .
performance against liquid chemicals IEC TS 63107 Integratl_on of mterne_ll arc-fault mitigation
(type 6 and type PB [6] equipment) systems in power switchgear and control-_
- - — gear assemblies (PSC-Assemblies) according
EN 17353 Protective clothing - Enhanced visibility to IEC 61439-2 (DIN VDE 0660-600-2-1)
equipment for medium risk situations - :
Test methods and requirements DIN EN 61439-2, Low-volt_age switchgear and C(_)ntrolgear
- - - assemblies - Part 2: Energy switchgear
EN 50365 Electrically insulating helmets for use on low assemblies;
voltage installations Suppl. 11 Supplement 1: Guide for testing under
EN 60903 Live working - gloves of insulating material conditions of arcing due to internal fault
- . - (IEC/TR 61641)
EN 61482-1-1 Protective clothing against the thermal (VDE 0660-600-2 Suppl.1)
hazards of an electric arc - Part 1-1: Test
methods -
Method 1: Determination of the arc rating
(ELIM, ATPV and/or EBT) of clothing materials
and of protective clothing using an open arc
EN 61482-1-2 Protective clothing against the thermal haz-

ards of an electric arc -

Part 1-2: Test methods - Method 2: Determi-
nation of arc protection class of material and
clothing by using a constrained and directed
arc (box test)
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4. Provisions for
periodic inspections

Criteria for maintenance tests

German Social Accident Insurance
(DGUV) Regulation 3

(formerly accident prevention
regulations (BGV A3)

VDE 0105-100

Equipment standard

Earthing and
short-circuit-

§5 (1) [... equipment is to be
checked for proper condition ...]

4.6, Note 2 [Main-
tenance of proper

EN 61230 Annex C (informative) C.3.2.2
[Itis recommended to perform an inspection at least

ing devices ) [... at specifc intervals. condition viae.g. every fve years in case of outdoor use and every ten
The intervals shall be selected working aids of the  years in case of indoor use ]
such that defects which are to be BG ETEM profes- DIN EN 61230 supplement 1, paragraph 4.2 Main-
anticipated are detected in good sional association tenance inspections [Regular inspection using a
timel] for visual inspec- non-destructive, multi-stage method (LoRe measure-
tion during every- ment method) that detects possible internal cable
day work (1]] damage without destroying the EaS device (2)].
5.3.3.101 [Periodic
inspections, gen-
eral information.]
Voltage detec- §5: Table 1C 6.2.4 [Test at least DIN EN 61243-1 Appendix G (informative)
tors, phase [Tests for compliance with the limit ~ before and, if possi-  Tests for capacitive testers > 1 kV
comparators values specifed in the electrotech-  ble, aftereach use], [N voltage tester should be used that has not been
and voltage nical rules must be carried out at 5.3.3.101 [Periodic retested for 6 years]
S;;grggg least every six years] gz*l)ﬁlcfg?;ztgoenn]' DIN EN 61243-5 Description of tests for voltage
’ detecting system (VDS)
DIN EN 61481 Appendix G (informative)
Tests for phase comparators 1-36 kV AC.
[The maximum interval for maintenance tests is 6
years]
Operatingand  §5: Table 1C 5.3.3.101 [Periodic VDE 0681-1 to 3: Description of tests for operating

earthing sticks

[A visual inspection for signs of
damage or defect must be carried
out prior to each use|]

inspections, gen-
eral information.]

sticks

Note: Operating sticks must also be subjected to
electrotechnical tests, so that we, DEHN, recommend
the test intervals for voltage testers.

E DIN VDE V 0681-1-3 Appendix B (informative)
[Maintenance tests of operating sticks within 6 years.]

(1) BG ETEM "Visual inspection of portable earthing and short-circuiting devices (portable EaS devices) before installation";

fyer order no. S034 and S035; dated November 2020

(2) BG ETEM "Testing of portable earthing and short-circuiting devices (EaS) Sighting + measuring = testing!" from the magazine
"etem", issue 04.2014

10
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PRACTICAL Additional Information

5. Short descriptions

5.1 Materials 5.2 Surface treatment

Short designation  Materials Short designation  Surface treatment
Al Aluminium gal Sn tin-plated

AlMgsi Aluminium alloy gal Zn zinc-plated

Cu E-copper, copper HDG hot-dip galvanised
Ms Brass Bronze gal Sn Bronze tin-plated
StSt Stainless steel

St Steel

MClI Malleable-cast iron 5.3 Conductor types

ZDC Zinc die casting

GRP Glass-fbre reinforced plastic Short designation ~ Conductor types
PP Polypropylene Fl Flat conductor
PUR Polyurethane Rd Round conductor

6. Minimum length of the insulating element for
1) Operating sticks as per DIN VDE 0681

2) Voltage detectors as per DIN VDE 0682-411
(IEC/EN 61243-1)

3) Phase comparator as per DIN VDE 0682-431
(IEC/EN 61481)

7. Explanation of symbols

Application

Installation instructions,
see www.dehn-international.com

Not for use in wet weather conditions

For indoor and outdoor installations

For use in indoor and outdoor installations,
but not in wet weather.

for use in wet weather conditions

For indoor and outdoor installations

For use in indoor and outdoor installations in all
weathers (including weather in which the operating
sticks might get damp).

Use in indoor installations only

Nominal Rated Minimum length of the insulating
voltage voltage element / L min

Un® 1) 2) 3)

up to 10 kV 12 kV 500 mm 360 mm 360 mm

20 kV 24 kV 500 mm 470 mm 470 mm

30 kv 36 kV 525 mm 520 mm 520 mm

45 kV 52 kv 720 mm 830 mm —

60 kV 72.5kV 900 mm 830 mm —
110 kv 123 kv 1300 mm 1300 mm —
150 kV 170 kv 1750 mm 1700 mm -
220 kv 245 kV 2400 mm 2300 mm -
380 kv 420 kv 3200mm 3600 mm -

*) For nominal voltages outside the proferred values of the nominal voltages
listed here, the rated voltage next highest to the nominal voltage should be

applied.

In borderline cases the nominal voltage is the same as the rated voltage.

Switchgear installations

Catalogue - Safety EQuipment - 2026

Overhead lines

Kits for railway applications

New products




Sustainability

at DEHN

Assuming economic, ecological and social responsibility is an

integral part of our corporate culture. = Cieere:

Our sustainability strategy, in which we have defned areas Sustainability [DEHN
of action and formulated ambitious goals, ensures a planned
approach. https://de.hn/crSCb

You can fnd out what we have already achieved and how we
intend to advance this issue online on our sustainability page.
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Safe working on electric railways

Kit for Overhead Contact Lines for Transport in Motor Vehicles
(profle-free )

For technical emergency service and emergency management
Telescopic earthing stick kit consisting of six elements,
pluggable (max. 5 m long).

14 ° &f‘/

Kit for Electric Point and Train Pre-Heating Systems
For the initial equipment of a transformer of electric point and
train pre-heating systems.

Type BEV ... WHA ZVA
Part No. 750 215
Cable cross-section 50 mm?2
Type BEV ... OL PFPKW K OL PFPKWR Cablelength 600/1800 mm
Part No. 750 200 750 217 Max. sho_rt-cwcmt currentlx0.06 s 34.0kA
Design Tommy bar Ratchet DB draW|r.1g No. 8 Ebgw 01.70
Cable cross-section 50 mm? 50 mm? DB material No. 742402
Cable Iength - 12000 mm 12000 mm For voltage detectors for electric point heating systems, please refer to the
l""gﬁézort'c'm“'t current o5 01a 32.0KkA PHE voltage detector chapter.
k V.
DB drawing No. 3 Ebgw 01.67 3 Ebgw 01.67

) Profle-free earthing means that the earthing cable can be suspended on the

tower thus allowing for limited diesel locomotive operation. Accessories for Kits for Railway Applications

Canvas bag, empty

With two separate internal pockets and
Kit for Transformers at Overhead Line Towers carrier handle.
For earthing on fuse carriers

Telescopic earthing stick with adjusting ring (max. 3.5 m long).

% — e Type STT 55 27 30
2 : 5 Part No. 785111
Dimensions 550 x 270 x 300 mm
6 Colour Olive 1
15
= & m— 1 =——= ——] e >
TypeBEV.. USGLE: Canvas bag for six-part earthing stick /T
e NG =215 With carrier handle
Cable cross-section 50 mm?2
Cable length 4000 mm
Max. short-circuit current I, 0.06 s 34.0kA Type STT 110 15
DB drawing No. 3 Ebgw 01.57 Part No. 769 509
DB material No. 237121 Suitable for EST
Dimensions @150 x 1100 mm
Colour Olive 1
DB drawing No. 3 Ebgw 01.67

Kit for Supply Lines, Line Feeders, Bypass Lines and

other Types of Lines

For earthing the supply line and traction current lines
Telescopic earthing stick with adjusting ring (max. 3.5 m long).

£ >

= 2 >

(S} — N

[} h

©

c

[§]

2 15

= i p A — ]

o2

B

Q= Type BEV ... SVUL

88 Part No. 750213
Cable cross-section 50 mm?2
Cable length 4000 mm
Max. short-circuit current I, 0.06 s 34.0kA
DB drawing No. 3 Ebgw 01.57
DB material No. 237 119
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Safe working on electric railways

Earthing Sticks for Railway Applications Phase Connecting Elements for
Railway Applications

Attaching a railway earthing device.

Coupling the earth clamp to the overhead contact line.

For threaded T pin shafts (bayonet locking mechanism)

For outdoor use

Robust aluminium cone coupling

Telescopic stick, length continuously adjustable by

star knob

Only suitable for phase screw clamps and clamps

with long T pin shaft

Safe positive-locking earth clamps for railway applica-
tions

Earth Clamp for Overhead Contact Lines
With contact electrode and fexible
threaded T pin shaft according to DIN 48087.

General technical data: For AC 80 to AC 120 overhead contact lines.
Standard EN/IEC 61230 (DIN VDE 0683-100)
Temperature range -25°C..+55°C
Type FEK 4 15 TS FSQL FEK4 15 TS FSQL AB29
Part No. 784 755 784 756
Telescopic, with T pin shaft Clamping range @ 4..15mm 4..15mm
For threaded T pin shaft (bayonet locking mechanism). Anti-rotation cable lug PK2 (210.5 mm) PK2 (@10.5 mm)
z_ For cable material Cu Al
oy ! . ' " For cable cross-section 50 mm?2 70 mm2
Type ESTCSQLRW 3500  ESTC SQLRW 5000 I’V'gxdg';o“'c"‘:““ current 54 kA 32.0kA
Kk V.
Part No. 769 352 769 502
IEND DB drawing No. 3 Ebgw 01.54 Ebgw 01.85
Total length (g max/lemin) 351571935 mm 5015/2685 mm DB material No 157536
DB drawing No. 3 Ebgw 01.58 3Ebgw 01.52 :
DB material No. 157 534 157 533
Line Clamp

With contact electrode and threaded T pin
shaft according to DIN 48087.
For supply and traction power lines.

Telescopic with T pin shaft and cable guide

For threaded T pin shaft (bayonet locking mechanism).

The coupling is additionally ftted with a cable entry and a hook for
securing the earthing cable and earthing stick at the tower (with-
out adjusting ring).

o emm 1 m— — —— S Type LK 440 TS SQL
Part No. 784 352

Type ESTC SQL HRW 5000 Clamping range @ 420 mm

Part No. 769508 Anti-rotation cable lug PK2 (@10.5 mm)

Total length (lg max/ | min) 5015/2685 mm DB drawing No. 3 Ebgw 01.65

DB drawing No. 3Ebgw 01.55 DB material No. 157539

DB material No. 612 142

Six-part, with T pin shaft and aluminium
coupling

2
=
[S]
)
G
c
S
o
=5
=
<
o
3
)
)
o
n

For threaded T pin shafts (bayonet locking 2

mechanism) g
TE

Type EST SQL RW 4855 TA

Part No. 769 515

Total length (Ig max/ 16 min) 4855/1035 mm

DB drawing No. 3 Ebgw 01.68-1
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Safe working on electric railways

Earth Connecting Elements for
Railway Applications

a /‘ 'h

Clamp for railway tracks mounted on the track profle.

Safe earth connection elements for railway

applications

Clamp for Railway Tracks with Tommy Bar
With detachable tommy bar (locking spring). ,

For profle-free earthing of track profles S49, ~ B

S54, S64 and UIC60.

Type SAK PFE KN SAK PFE KN AB29
Part No. 792 450 792 451
Anti-rotation cable lug PK2 (210.5 mm) PK2 (210.5 mm)
Cable material Cu Al

For cable cross-section 50 mm?2 70 mm2

Max. short-circuit current

1 0.06s 34.0kA 32.0kA

DB drawing No. 3 Ebgw01.53BI.1 Ebgw 01.82

DB material No.

157 535

Clamp for Railway Tracks with Ratchet

With detachable ratchet.

For profle-free earthing of track profles S49,

S54, S64 and UIC60.

Type SAK PFE ARA SAK PFE ARA AB29
Part No. 792 455 792 456
Anti-rotation cable lug PK2 (@10.5 mm) PK2 (210.5 mm)
Cable material Cu Al

For cable cross-section 50 mm?2 70 mm2

Max. short-circuit current 32 0KA 32.0KA

Ix0.06's

DB drawing No.

3 Ebgw 0153 BI. 2

3 Ebgw 01.83-1

Universal Clamp,

Universal Clamp

Earthing and Short-Circuiting Devices for
Railway Applications

Earthing and short-circuiting devices in accordance
with EN/IEC 61230 (DIN VDE 0683-100) for earth-

ing and short-circuiting electrical installations at the
work location in accordance with EN 50110 (DIN VDE
0105-100).

General technical data:

Standard EN/IEC 61230 (DIN VDE 0683-100) and

IEC 61138

Temperature range -25°C..+55°C

Parts list:

No.  PartNo. No.  PartNo. No.  PartNo. No.  PartNo.
1Cu 784755 4Cu 792450 7Cu 751085 9Cu 751040
1Al 784756 4 Al 792451 7Al 752085 9Al 752040
2 773251 5Cu 792455 8Cu 751120 10 750 202
3 784 352 5Al 792456 8Al 752120 11 740 124

6 774251

For more detailed information on these products,
see www.dehn-international.com.

With Universal Clamp (T Pin Shaft) and Universal
Clamp (Handle)

2
Type EKV UK 50 4000 EKV UKQ UKH70 4000AL
Part No. 750 041 752 041
Material (cable) Cu Al
Cable cross-section 50 mm? 70 mm?2
Cable length 4000 mm 4000 mm
Max. short-circuit current
1, 0.06 s 34.0kA 32.0kA
DB drawing No. 3 Ebgw 01.57 Ebgw 01.73

With Conductor Clamp and Universal Clamp (Handle)

6
Type EKV LK 50 4000 EKV LK UKH 70 4000AL
Part No. 750 042 752042
Material (cable) Cu Al
Cable cross-section 50 mm?2 70 mm2
Cable length 4000 mm 4000 mm
Max. short-circuit current 34.0KA 32 0KA
1k0.06s
DB drawing No. 3 Ebgw 01.57 Ebgw 01.77

T Pin Shaft with Handle With Ball Head Caps (825 mm)

T pin according to

DIN 48087.

Type UK K25 FL30 SQL UK K25 FL30 HG

Part No. 773251 774 251 Type EKV2 50 KKH 600 1800
For fxed ball point @ 25/30mm 25/30mm Part No. 751 150
Anti-rotation cable lug PK2 (@10.5 mm) PK2 (210.5 mm) Material (cable) Cu

For cable cross section Cu 50 mm? 50 mm? Cable cross-section 50 mm?

Max. short-circuit current Cable length 600/1800 mm
1k0.06s 34.0kA 34.0kA Max. short-circuit current I, 0.06 s 34.0kA

DB drawing No. 4 Ebgw 01.59 4 Ebgw 01.64 DB drawing No. 3 Ebgw 01.70
DB material No. 157 538 157 537 DB material No. 742 400

180
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Safe working on electric railways

With Earth Clamp for Overhead Contact Lines and Clamp for
Railway Tracks with Tommy

With Earth Clamp for Overhead Contact Lines and Clamp for
Railway Tracks with Ratchet

e
ols B9
P |
5
Type EKV K 50 8500 EKV K 50 12000 Type EKV R 50 8500 EKV R 50 12000
Part No. 751 086 751 126 Part No. 751 087 751127
Material (cable) Cu Cu Material (cable) Cu Cu
Cable cross-section 50 mm?2 50 mm?2 Cable cross-section 50 mm?2 50 mm?2
Cable length 8500 mm 12000 mm Cable length 8500 mm 12000 mm
Hook — - Hook - -
Max. short-circuit current Max. short-circuit current
10.06 34.0kA 34.0kA 10.06s 34.0kA 34.0kA
DB drawing No. 3 Ebgw 01.51/67 3 Ebgw 01.51/67 DB drawing No. 3 Ebgw 01.51/67 3 Ebgw 01.51/67
Type EKV K H 50 12000 EKV FD K 70 8500AL Type EKV R H 50 12000 EKV FD R 70 8500AL
Part No. 751121 752 086 Part No. 751122 752 087
Material (cable) Cu Al Material (cable) Cu Al
Cable cross-section 50 mm?2 70 mm2 Cable cross-section 50 mm?2 70 mm2
Cable length 12000 mm 8500 mm Cable length 12000 mm 8500 mm
Hook 3 - Hook 3 -
Max. short-circuit current Max. short-circuit current
1 0.06'S 34.0kA 32.0kA 1,0.06'S 34.0kA 32.0kA
DB drawing No. 3 Ebgw 01.51/67 Ebgw 01.74 DB drawing No. 3 Ebgw 01.51/67 Ebgw 01.78
Type EKV FD K 70 12000AL  EKV FD K H70 12000AL Type EKVFDR 70 12000AL  EKV FD R H70 12000AL
Part No. 752 126 752121 Part No. 752 127 752 122
Material (cable) Al Al Material (cable) Al Al
Cable cross-section 70 mm2 70 mm2 Cable cross-section 70 mm2 70 mm?2
Cable length 12000 mm 12000 mm Cable length 12000 mm 12000 mm
Hook — 3 Hook - 3
Max. short-circuit current 32 0KA 32 0KA Max. short-circuit current 32 0KA 32 0KA
1,0.06 s 1,0.06 s
DB drawing No. Ebgw 01.74 Ebgw 01.79 DB drawing No. Ebgw 01.78 Ebgw 01.80
With Universal Clamp (Handle) and Clamp for With Universal Clamp (Handle) and Clamp for
Railway Tracks with Tommy Railway Tracks with Ratchet
I < € N
% / - g, v
6 — 6 - K N\ / e
4 J )
7/ 9 ‘ 1
7 5
Type BEV MF SEK BEV BM HZ BDW K Type BEV MF SER BEV BM HZ BDW R
Part No. 751 191 751 193 Part No. 751 196 751197
Material (cable) Cu Cu Material (cable) Cu Cu
Cable cross-section 50 mm?2 50 mm?2 Cable cross-section 50 mm?2 50 mm?2
Cable length 8500 mm 12000 mm Cable length 8500 mm 12000 mm
Max. short-circuit current 34.0KA 34.0KA Max. short-circuit current 34.0KA 34.0KA
1k0.06 s 1k0.06 s
DB drawing No. 3 Ebgw 01.56 3 Ebgw 01.56 DB drawing No. 3 Ebgw 01.56 3 Ebgw 01.56
Type BEV UKHK 70 8500AL BEV UKH K 70 12000AL Type BEV UKHR 70 8500AL BEV UKHR 70 12000AL
Part No. 752 191 752 193 Part No. 752 196 752 197
Material (cable) Al Al Material (cable) Al Al
Cable cross-section 70 mm2 70 mm2 Cable cross-section 70 mm?2 70 mm?2
Cable length 8500 mm 12000 mm Cable length 8500 mm 12000 mm
Max. short-circuit current Max. short-circuit current
1 0.065 32.0kA 32.0kA 1,0.06's 32.0kA 32.0kA
DB drawing No. Ebgw 01.75 Ebgw 01.75 DB drawing No. Ebgw 01.76 Ebgw 01.76
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Safe working on electric railways

With Universal Clamps (Handle) on both sides Voltage Limiting Devices
- T —
&L ANDY ;9
6 j/ 6

Type BEV MF LTE BEV 2XUKH 70 8500AL

Part No. 751192 752 192

Material (cable) Cu Al

Cable cross-section 50 mm?2 70 mm2

Cable length 8500 mm 8500 mm

Max. short-circuit current

10,065 34.0kA 32.0kA

DB drawing No. 3 Ebgw 01.56 Ebgw 01.72

Electrical isolation of insulated track sections and

Accessories for Earthing and Short-Circuiting Devices earthed parts of installations

for Railway Applications Safe equipotential bonding in case of a short-circuit

or earth fault at the overhead contact line due to

Single-pole Eas cable, copper, high-current-resistant welding of the electrodes

unequipped Discharge of lightning overvoltages without short-circuit forma-
With red and white marking and cable lug tion due to lightning-resistant SDS ... voltage limiting device
with borehole @10.5 mm. Short-circuit withstand capability up to 25 kArms / 100 ms;

36 kArms/ 75 ms

General technical data:

Material Cu

Crimped cable lug PK2 (210.5 mm)

Cable cross-section 50 mm?2

Type EKS 50 BEV 4M EKS 50 BEV 8.5M

Part No. 751 040 751 085

Cable length 4000 mm 8500 mm

DB material No. 157 511 157 512

Type EKS 50 BEV 12M EKS 50 BEV 13M

Part No. 751 120 751 130

Cable length 12000 mm 13000 mm

DB material No. 157 513 _ EN 50122-1 describes the use of voltage limiting devices for d.c.
and a.c. traction systems for so-called ,,open traction system

Type EKS 50 BEV 14M earthing” of conductive components of the overhead contact line

Part No. 751 140 and pantograph zone.

Cable length 14000 mm Voltage limiting devices (SDS ...) are used to prevent the occur-

DB material No. - rence of hazardous surges between the insulated tracks or track

sections of electric railways and earthed parts of the installation.
Their function is to permanently connect parts of the installation in
the overhead contact line and pantograph zone to the return cir-
cuit as soon as the threshold voltage is exceeded.

In case of atmospheric overvoltages, the lightning-resistant SDS

... voltage limiting device is capable of returning to its initial state
after discharging the impulse current. Only when the specifed
lightning current load is exceeded, does a permanent short cir-
cuit occur due to high-current-resistant welding of the electrodes,

Single-pole EaS cable, aluminium,
unequipped

With small red/white marking fags and
cable lug with drill hole @10.5 mm.

General technical data:

Material Al L. .
Crimped cable lug design PK2 (10,5 mm) making it necessary to to replace the fuse link.
: : The SDS voltage limiting device consists of a spark gap unit and
Cable cross-section 70 mm?2 . ; . .
o the respective connecting kit and can be directly connected to the
5 Type EKSB10.5 70 4000AL _EKS B10.5 70 8500AL rail or overhead contact line tower.
2 part No. 752 040 752 085 The spark gap unit of type SDS 1 (Part No. 923 110) developed by
c Cable length 2000 mm 8500 mm DEHN has also been approved by the German Federal Railway
= Authority (EBA).
§ Type EKS B10.5 70 12000AL
24 Part No. 752 120
Q2 Cable length 12000 mm
38

Suspension hook
For (profle-free) suspension of earthing
cables on towers.

Type EHH BEV OL
Part No. 740 124
DB material No. 778794
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Safe working on electric railways

SDS1 SDS 4
Voltage limiting device for a power- Voltage limiting device for a d.c. sparkover
frequency sparkover voltage < 940 V. voltage of 230 V.
Type SDS... 1 Type SDS... 4
Part No. 923110 Part No. 923118
VLD type (EN 50122-1) VLD-F VLD type (EN 50122-1) VLD-F
Power frequency sparkover voltage (Uaw) <940V DC sparkover voltage (Uag) 230V +/-20%
DC sparkover voltage (Uag) 700V-14%... +28 % Impulse sparkover voltage <650V (1 kV/ps)
Impulse sparkover voltage <1400V (1 kV/us) Lightning current discharge capacity (10/350 ps) 25 KA
Self-extinguishing capability 300A/65V 0.1x/0.5x/ 1x
Lightning current discharge capacity (10/350 ps) 5 KA Lightning current withstand capability (10/350ps) 25 kA
0.1x/0.5x/ 1x Impulse current discharge capacity (8/20 ps) 20 KA
Lightning current withstand capability (10/350 us) 100 kA 0.1x/0.5x / 1x
Safe short-circuit due to welding of the electrodes in =2.5kA/1000V/30ms,  Safeshort-circuit due to welding of the electrodesin _ ¢4 A /550 ms
case of alternating currents >15KkA/1000V/100ms  case of directcurrents
g:;isot}%ritrg;ccu&trgsﬁsto welding of the electrodesin _ oz A /550 s Short-circuit withstand capability gg tﬁ:xﬁg%ﬁnf
o B - Long-term current 1KAmsfort<120s

Short-circuit withstand capability gg tﬁ::z ; %g(:nn;s Leakage current (lic) <1pAfor100Vdc
Long-term current 1kAmsfort<120s Operating temperature range (Ty) -40°C...+80°C
Leakage current (lic) <1pAfor100Vdc To be mounted with mast adapter MA SDS M12 or SIEMENS No. 8WL6503-xx
Operating temperature range (Ty) -40°C...+80°C
To be mounted with mast adapter MA SDS M12 or SIEMENS No. 8WL6503-xx
Approvals EBA
DB drawing No. 4 Ebs 15.13.20 Sheet 2 SDS5

Voltage limiting device for a d.c. sparkover

voltage of 120 V.
SDS 2 Type SDS ... 5
Voltage limiting device for a d.c. sparkover FEENG: e CE
voltage of 350 V. S VLD type (EN 50122-1) VLD-F

DC sparkover voltage (Uag) 120V +/-20 %
Type SDS ... 2 Impulse sparkover voltage <600V (1 kV/us)
Part No. 923117 Lightning current discharge capacity (10/350 ps) 2KA
VLD type (EN 50122-1) VLD-F 01x/0.5x/ 1x
DC sparkover voltage (Uag) 350V +/- 20 % Lightning current withstand capability (10/350 ps) 25kA
Impulse sparkover voltage <900V (1 kV/us) Impulse current discharge capacity (8/20 ps) 20 KA
Lightning current discharge capacity (10/350 ps) 2KA 0.1x/0.5x/ ]_'X - - -
01x/0.5x / 1x Safe shor_t-cwcwt due to welding of the electrodes in >600A/250ms
Lightning current withstand capability (10/350 is) 25 kA case of direct currents
Safe shor't—circuit due to welding of the electrodes in >600A/250 ms Short-circuit withstand capability gg tﬁ:xﬁg?‘gs
case of direct currents Long-term current 1kAmsfort<120s
Short-circuit withstand capability gg ::'::ZZ ; %g?nns]s Leakage current (i) <1pAfor100Vdc
Long-term current 1 KAms fort<120s Operating temperature range (Ty) -40°C..+80°C
Leakage current (Iic) <1pAfor 100V dc To be mounted with mast adapter MA SDS M12 or SIEMENS No. 8WL6503-xx
Operating temperature range (Ty) -40°C...+80°C

To be mounted with mast adapter MA SDS M12 or SIEMENS No. 8WL6503-xx

Accessories for Voltage Limiting Devices

SDS 3

Voltage limiting device for a d.c. sparkover i

voltage of 550 V. Mast adapter for SDS voltage-limiting devices g - P,
For mounting on the mast support profle of a  # s J ==

Type SDS ... 3 contact wire mast with FI 8-12 mm. i

Part No. 923116

VLD type (EN 50122-1) VLD-F Type MA SDS M12

DC sparkover voltage (Uag) 550V +/- 20 % Part No. 723199

Impulse sparkover voltage <1000V (1 kV/ps) Lightning current carrying capability (10/350 ps) 25 kA

Lightning current discharge capacity (10/350 ps) 2 BKA Short-circuit withstand capability 21 kArms / 30 ms

0.1x/0.5x/ 1x Long-term current 1kAmsatt<120s

Lightning current withstand capability (10/350 ps) 25 kA Leakage current (Ic) <1lpAatl00Vd.c.

Short-circuit withstand capability 25 kArms / 100 ms Dimensions of the threaded pin M12

Operating temperature range (Ty) -40°C...+80°C Material Brass

To be mounted with mast adapter MA SDS M12 or SIEMENS No. BWL6503-xx Degree of protection of the inner enclosure IP 67

o
=
=
1S
g
)
=
o
o
=
-
<
o
B
@
2
IS
»

g
>
©
3
‘T
&

Catalogue - Safety Equipment / Safe working on electric railways - 2026 183



o
=
=
o
g
©
=
[S]
o
=
—=
<
o
s
@
2
5
n

w
>
T
3
T
&

S

|

VOONI / WNYHNINNI
va

| un'
= |

—
®
wn
—
-
=
®
O
D
3
®
2

Brings the invisible to light

DEHNproX Inspection Camera

Inspection camera approved by DB InfraGO AG facili-
tates the regular visual inspection and documentation of
the condition of the overhead line system of live electric
railways.

Brings the invisible to light: Discover hidden contami-
nation and damage live.

Increases safety: The electrician can stay outside the
danger zone by attaching the camera to an insulating
stick.

Documents system condition: Easy creation and archiv-
ing of photos and flms as documentation.

More information here:

inspection is necessary. E Ihi E

Saves time: No disconnection of the system during

Discover now how the DEHNproX inspection camera =
increases safety and saves time. E
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Key Words

DEHN - International
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Part No. Index

Part No.

336 020
336 025

524910
524912
524913

525001
525 002
525910
525912
525916

561 924
561 925
561 930
561 931
561 935

644000

700000
700002
700003
700004
700 005
700006
700007
700008
700014
700015
700058
700059
700060
700080
700081
700082
700083
700084
700085
700086
700087
700088
700089
700090
700098
700 100
700102
700110
700 111
700112
700113
700120
700121
700122

705 500
705501
705504
705510

706 200
706 235
706 239
706 300
706 600
706 645

707 200
707 235
707 600
707 645

712001

186

GTIN*

003941
003958

039339
039360
053250

004986
004993
390911
053267
053274

047280
056244
053298
053311
056053

030268

004122
004139
004146
004153
004160
004177
004184
004191
007208
007192
511682
511699
511705
539075
539129
539327
539334
539518
539549
539556
539617
539631
539648
539655
157422
500280
500297
501546
502055
502062
502079
501560
501577
501584

000025
003927
008021
089587

004276
004290
155145
003675
004283
004306

004368
004382
004375
004399

011823

PG

05000401
050004 01

01505001
01060101
01060101

0500 04 50
0500 04 50
01505001
01505001
0106 01 01

01505001
0106 01 01
0106 01 01
01060101
0106 01 01

03070101

050501 06
05050106
050501 06
05050106
05050106
050501 06
050501 06
05050106
050501 06
05050106
05000202
05000202
05000202
05000203
05000203
05000203
05000203
05000203
05000203
05000203
05000203
05000203
05000203
05000203
05000203
05000309
05000309
05000203
05000203
05000203
05000203
05010105
05010105
05010105

05000450
0500 04 01
05000450
05000450

050004 01
050004 01
0500 04 01
050004 01
050004 01
05000401

050004 01
05000401
050004 01
050004 01

050004 02

Weight

1189
2529

29
49
8g

199
379
39
59
109

269
359
399
779
429

4.45Kkg

116 kg
115kg
7009
1.00kg
7079
7809
7809
803¢g
1.71kg
141 kg
59
1679
3639
7509
113 kg
1.50kg
1.88kg
2.25kg
2.63kg
3.00kg
3.38kg
3.75kg
413 kg
4.50kg
180 g/PAK
3189
3459
18.74 kg
1993 kg
6609
6809
159
209
299

1229
1529
1839
2409

172g
2199
2279
1299
1589
2749

2049
2599
1919
2999

1.23 kg/m

PU SU

1 pc(s)
1 pc(s)

1 pc(s)
1 pc(s)
1 pc(s)

10 pc(s)
10 pc(s)
1 pcf
1 pc(s)
1 pefs)

)

Page

77
7

78
78
78

78
78
78
78
78

78
78
78
78
78

86

66/103
66/103
66/103
37

37
66/103
66/103
66/103
37

37

39

39

39

40

40

40

40

40

40

40

40

40

40

40

40

58

58

40

40

40

40

110
110
110

77
77
7
7

76
76
76
75
76
76

76
76
76
76

80

Part No.

715001
715312
715313
715314
715 315

716 001

723199

725001
725010
725012
725014
725016
725018
725020

728 312
728 313
728501
728502
728 503
728516
728522
728 526
728 620
728 625

735001

740 124
740 200
740 290

745016
745017
745018
745021
745022
745105
745 106
745107
745108
745 109
745115
745121
745201
745 202
745 203
745 204
745302
745 307
745 400
745 414
745 415
745500
745502
745503
745 506
745508
745509
745510
745602
745900
745901
745902
745902
745903
745905
745910
745915
745921
745922

GTIN*

011830
150386
154971
132474
135338

010406

151703

011793
003750
003767
003774
003781
078048
003804

128712
157132
079618
079571
079564
147898
147874
147881
147843
147867

011847

051072
522558
526174

052000
052017
052048
155336
353138
104457
104495
104501
104518
104525
155299
268418
008007
007871
008014
018655
052024
155404
006959
116085
116092
007888
072213
133570
307667
149366
149915
155671
072220
082731
083530
093591
093591
093577
082021
082038
082045
082069
082434

PG

050004 02
050004 08
05000408
05000408
05000408

0500 04 02

05030101

0500 04 02
05000401
05000401
05000401
05000401
050004 01
05000401

05000408
05000408
0500 04 07
05000407
050004 07
050004 09
050004 09
050004 09
050004 09
050004 09

0500 04 02

050004 06
05060101
05060101

050004 13
050004 13
050004 13
05000413
050004 13
050004 15
05050102
050004 15
050004 15
05000415
050004 15
050004 15
050004 15
050004 15
050004 15
05000415
050004 15
050004 15
05000413
050004 11
050004 11
05000413
050004 13
050004 12
050004 13
050004 13
050004 13
050004 13
05000413
05050101
050004 12
05050102
05050102
050004 12
05000412
050004 12
050004 12
050004 12
050004 12

Weight

1.52 kg/m
1.50 kg
1.55kg
1.61kg
1.60kg

1.00 m/Stk
7509

207 g/m
4109
4009
3859
3659
345¢g
3209

2709
6129
9009
7089
4539
144kg
676 g
9349
9859
9849

366 g/m

2559
3689
489

4679
2779
271g
2899
1149
1.83kg
8909
2869
209
18¢
296 g
4159
659
9049
1029
1459
1109
116 g
2509
2859
2759
7.57 kg
3609
1549
1149
1379
1279
2259
4069
3.71kg
6.89 kg
1.62kg
1.62kg
7.00kg
759
1909
4209
2169
2209

PU SU

1m

Page

80
84
84
84
84

80

80
75
75
75
75
75
75

86
86
176
176
176
79
79
79
79
79

80

182
27
27

99
99
99
100
99
102
102
102
102
102
102
102
100
100
100
100
99
99
100
103
103
98
100
97
100
100
102
97
100
96/104
96
96
104
96
97
97
97
97/100/102
97
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Part No. Index

Part No.

745 952
745953

750001
750 041
750 042
750 196
750 200
750 210
750 211
750 212
750213
750 214
750 215
750 216
750 217
750 218
750219
750221
750500

751040
751 085
751086
751087
751120
751121
751122
751 126
751127
751130
751 140
751 150
751191
751192
751193
751 196
751197

752 040
752 041
752 042
752 085
752 086
752087
752120
752121
752 122
752126
752127
752191
752192
752193
752 196
752197

754 200
754 205
754 235
754238
754 600
754 645

755 200
755225
755245
755501
755600
755 626
755627
755 636
755 645
755 646

GTIN*

137066
137073

011809
126688
126695
123823
123830
123793
123809
123847
123861
123816
123878
157255
157262
157224
157231
157248
000032

006041
006058
126626
126633
006065
126640
126657
126664
126671
041776
018570
084520
126602
123885
123892
157767
157774

230187
230569
230576
230637
230217
230422
230644
230316
230453
230262
230439
230330
230590
230538
230545
230552

004207
097865
004221
131309
004214
004238

000087
004498
000070
003934
000094
079625
077768
079670
000100
079632

PG

05050102
05050102

05000402
0500 04 06
050004 06
050004 06
0500 04 06
050004 06
050004 06
0500 04 06
0500 04 06
050004 06
050004 06
0500 04 06
0500 04 06
050004 06
0500 04 06
0500 04 06
05000450

050004 02
050004 02
0500 04 06
0500 04 06
05000402
0500 04 06
0500 04 06
0500 04 06
0500 04 06
0500 04 02
050004 02
0500 04 06
0500 04 06
0500 04 06
0500 04 06
0500 04 06
050004 06

05000403
050004 05
050004 05
05000403
050004 07
050004 07
05000403
0500 04 07
050004 07
0500 04 07
0500 04 07
050004 07
0500 04 07
0500 04 07
050004 07
0500 04 07

05000401
0500 04 01
050004 01
050004 01
0500 04 01
050004 01

0500 04 01
050004 01
050004 01
05000401
050004 01
050004 01
05000401
050004 01
050004 01
05000401

Weight

490 kg
495 kg

535g/m
4.22Kkg
3.89kg
26.58 kg
16.95 kg
13.44 kg
15.55 kg
13.00 kg
8.76 kg
15.60 kg
7.30kg
26.58 kg
17.08 kg
14.73kg
16.87 kg
15.51 kg
2509

2.60 kg
498 kg
8.99kg
913 kg
6.86 kg
1114 kg
11.41 kg
10.88 kg
11.01 kg
7.39kg
793 kg
4.53kg
8.82kg
6.68 kg
10.28 kg
8.53kg
14.41 kg

1.09 kg
3.18kg
3.57kg
2.32kg
7.02 kg
7.33kg
3.28kg
8.32kg
8.48 kg
8.05kg
8.21kg
6.34 kg
4.66 kg
7.38kg
6.52 kg
7.55kg

1319
1379
1849
1809
116 g
2879

2209
2659
2789
298¢
2049
3019
3llg
3109
3199
3309
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PU SU

1 pc(s)
1 pc(s)

im
1 pc)
1 pc()
1 pc(s)
1 pc)
1 pc()
1 pc()
1 pc)
1 pc()
1 pc()
1 pc)
1 pc(s)
1 pc()
1 pc(y)
1 pc(y)
1 pc()
1 pc()

1 pcs)
1 pc(y)
1 pc)
1 pc(s)
1 pc()
1 pc(y)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)

Page

96/98/104
104

80
180
180
177
178
177
177
178
178
177
178
177
178
177
177
177

77

182
182
181
181
182
181
181
181
181
182

180
181
182
181
181
181

182
180
180
182
181
181
182
181
181
181
181
181
182
181
181
181

75
75
75
75
75
75

75
75
75
7
75
176
176
176
75
176

Part No.

756 200
756 245
756 300
756 600
756 645

757 200
757 245
757 600
757 645

758 001
758 003
758 015
758 020
758 021
758 022
758 025
758 028
758 036
758 075
758 085
758 095
758 099
758 116
758 125
758 135
758 216

759 706
759712
759 736
759716
759798
759 799

761001
761002
761 003
761004
761010
761011
761 015
761016
761031
761070
761075

763 100
763 111
763211
763221
763 231
763 241
763 610
763 611
763612
763 615
763 620
763630
763710
763711
763712

765001
765005
765 006
765009
765 040
765 041
765042
765050
765 051
765052

GTIN*

004313
004337
003682
004320
004344

004405
004429
004412
004436

004030
004047
041608
098992
099005
099012
127838
132450
133884
247789
247819
247826
287587
247918
247925
247932
247949

259232
259256
259263
259270
259317
259294

125179
125186
134348
134355
000155
000230
000162
000247
008519
136212
136229

125155
137226
081567
081574
081581
081598
003286
076921
078635
003309
003316
003330
098558
098565
098572

051805
051775
156104
051782
093751
093768
093775
093782
093799
093805

PG

05000401
050004 01
05000401
05000401
050004 01

05000401
050004 01
050004 01
050004 01

050004 16
050004 16
050004 16
050004 16
050004 16
050004 16
050004 16
050004 16
050004 16
050004 16
050004 16
050004 16
050004 16
050004 16
050004 16
050004 16
050004 16

05000311
05000311
05000311
05000311
05000350
05000350

050004 11
050004 11
050004 11
050004 11
050004 11
050004 11
050004 11
050004 11
050004 11
050004 11
050004 11

05000102
05000102
05000501
05000501
05000501
05000501
05000102
05000102
05000102
05000102
05000102
05000102
05000101
05000101
05000101

050004 11
05000102
050004 11
05000102
05000103
05000103
05000103
05000103
05000103
05000103

Weight

3579
4349
2129
3569
4709

3959
4549
3709
4919

2.21kg
195 kg
2.62kg
1.34kg
110kg
6509
1.49kg
416 kg
203g
1.08kg
7509
1.32kg
3.06 kg
2209
2609
301g
2829

1.24 kg
1.24kg
146kg
1.52 kg
29
329

5259
4009
8309
8539
9809
1.05 kg
1.35kg
1.36 kg
1.73kg
8009
8009

6009
5809
8.00kg
8.00 kg
8.00 kg
8.00 kg
9629
6109
8009
142 kg
8009
1.35kg
1.20kg
4429
499

1909
179
3159
1459

213 kg

2.28kg

2.59kg
215kg
2.29kg
2.59kg

PU SU

Page

76
76
75
76
76

76
76
76
76

69
69
69
69
69
69
69
70
70
70
70
70
70
70
70
70
70

59
59
59
59
111
111

89
90
89
90
89
89
89
89
89
90
90

36
36
107
107
107
107
36
36
36
36
36
36
38
38
38

90/95
32/112
91
33/112
37

37

37

37

37

37
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Part No. Index

Part No.

766 001
766 002
766 036
766 037
766 038
766 039
766 040
766 041
766 042
766 043
766 049
766 055
766 056
766 057
766 059
766 073
766 076
766 077
766 100
766 105
766 111
766 115
766 116
766 117
766 120
766 122
766 164
766 169
766 298
766 298
766 300
766 301
766 302
766 310
766 311
766 312
766 313
766 315
766 321
766 322
766 328
766 331
766 332
766 335
766 340
766 352
766 356
766 358
766 359
766 362
766 363
766 363
766 364
766 365
766 366
766 367
766 368
766 369
766 371
766 372
766 380
766 389
766 392
766 393
766 396
766 456
766 466
766 469
766 480
766 483
766 520
766 542
766 543
766 601

188

GTIN*

017825
017832
105584
125940
105355
105362
113046
113053
113060
510142
108059
125063
125070
125087
378681
126121
120464
120457
125117
125988
137295
136038
153073
153080
136052
134249
121751
230675
007864
007864
007628
125124
051317
137318
017856
311985
115040
008281
129528
134256
135765
115002
137325
115033
125056
136069
121799
136137
134379
230705
121737
121737
128262
121768
121782
137042
115026
125025
139909
139916
400863
411838
282902
282926
307056
121812
121805
139893
511835
513921
136243
051706
051683
056596

PG

05000101
05000101
05050102
05000101
05000101
050501 04
05000104
0500 01 04
050001 04
05000104
05000101
05000101
05000101
05000150
05000101
05000350
050004 11
050004 11
05000101
05000350
05000101
05000150
05000101
05000101
05000150
05000101
050001 02
05000102
05050101
05050101
05050101
05000101
050004 13
05000101
05000101
05000101
05000150
05000101
05000150
05000101
05000101
05000101
05000101
05000150
050001 01
05000150
05000150
05000150
05000150
050001 01
05000101
05000101
05000101
05000101
05000150
050001 01
05000101
050001 01
05000101
05000101
050001 01
05000105
05000105
05000105
05000105
05000150
05000150
050001 01
05000105
05000105
050004 11
05000309
05050103
05050103

Weight

4169
8109
968 g
6.56 kg
2759
7129
8209
1.02kg
112 kg
1.00kg
1659
1209
2049
287 g/PAK
1109
1.60kg
7709
7309
4009
109
5609
7259
1.05kg
6459
690 g
8009
4009
5509
3.70kg
3.70kg
1.20kg
4009
4.38kg
5609
4199
5409
4139
8209
2279
8009
2839
3759
2.38kg
4209
3.00kg
2509
4009
2009
2009
6359
6009
6009
2409
2009
6009
6009
3409
388¢g
5609
1.24kg
6.67 kg
829
789
1539
1239
690 g
9009
3.42kg
1.55kg
179
3069
719
1489
3199

PU SU

1 pc(s,
1 pc(s;
1 pc(s)
1 pc(s,
1 pc(s;
1 pc(s

1 pc(s
1 pc(s]
1 pc(s;
1 pc(s;
1 pc(s)
1 PAK
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)

)
)
)
)
1 pe(s)
)
)
)
)

Page

32

32

68
51/113
113
113

36

36

36

36

113
114
167
167
167
114
114
114

32

113

32

114
114
114
114

32
33/112
112

98
104
98/104
33/35
98

33
32/35
32

66
32/35
33
33/35
113
113

33
35/114
167
114
35/114
114
34/114/167
33/113
33/34
113
33/112
33/112
35/114
33/113
51/113
113
166
166
35/167
35

35

34

35
35/114
35/114
166
34/164
34/164
114

57

57

68

Part No.

766 602
766 605
766 611
766 614
766 616
766 617
766 618
766 660
766 665
766 704
766 706
766 710
766 720
766 888
766 889
766 913
766 915
766 916
766 923
766 924
766 925
766 927
766 940
766 941
766 950
766 960
766 993
766 994
766 996

767 101
767 102
767 107
767 110
767 112
767 122
767 125
767 131
767 132
767 133
767 136
767 139
767 150
767 413
767 415
767 416
767 500
767 539
767 541
767 542
767 547
767 552
767 565
767 571
767 572
767 573
767 574
767 610
767 614
767 636
767 636
767 637
767 639
767 640
767 645
767 647
767 661
767 666
767 666
767 671
767 681
767 701
767 703
767 706

GTIN*

056626
054370
146549
056916
126091
101760
148277
302464
302488
069749
094307
094314
094321
125209
125193
051836
088207
106840
074590
094840
091672
097452
080485
080478
090668
109629
534223
247062
128170

069541
074064
105577
070905
074361
074385
130319
139411
073005
073494
081109
136953
139473
128750
081116
084247
105676
306769
115712
086616
158276
115736
143760
124967
124974
134270
125971
135208
135307
155886
155886
155879
155817
155978
156067
156081
535558
157071
157071
156807
153165
071292
070899
070837

PG

05050103
05505001
0500 0350
05050103
05000302
050003 02
0500 03 50
0500 03 09
050003 09
05050104
05000307
05000307
05000307
0500 03 50
0500 0350
0500 0350
0500 03 50
0500 0350
0500 0350
0500 0350
0500 0350
05000350
0500 03 50
0500 0350
05000350
0500 03 50
050501 02
05050102
05050103

050003 12
05000312
050501 02
050003 12
05000312
050003 12
05000301
05000301
05000312
050003 12
05000312
05000312
050003 12
050003 02
050003 02
050003 02
05050103
050003 06
0500 03 06
050003 06
050003 06
0500 03 06
050003 06
050003 06
0500 03 06
0500 03 06
05050103
05000308
05000308
05000308
05000308
05000308
050003 08
050003 08
05000308
05000308
050003 08
05000308
05000308
05000308
05000308
05050101
0500 03 01
05000301

Weight

1.31kg
29
94 g/PAK
6009
5.09 kg
495kg
249
4609
4609
7209
8009
1.70 kg
1.70kg
639
1729
429
2209
1259
719
469
109
12g
1459
1509
3399
3109
Og
3.31kg
4.00kg

609
629
8809
1199
1509
1859
1.26 kg
6.20 kg
6409
859
659
8209
194 kg
177 kg
1.52kg
2.62kg
2809
140kg
1.20kg
5.35kg
2.00 kg
2.00kg
2.03kg
1.99 kg
2.01kg
3.57kg
5009
4.40kg
6.00 kg
2.31kg
2.31kg
210kg
2.40 kg
210kg
2.60kg
210kg
3.50kg
2.20kg
2.20kg
2.60kg
2.60 kg
5.70 kg
1.01 kg
1.01 kg

PU SU

1 pc(s)
1 pc(s)
1 PAK

Page

68/175
111
111

68/175
168
168
111

57
57
67/175
51
51
51
66
66
65
65
65
65
65
65
65
65
65
65
65
68
68
68

61

61

68

61

62

62

169
171

63

64

64

63

64

170
170
170

63

54
54/173
54/173
55

55

172

53

53

53

68

174
174

56

174
54/173
175
54/173
54/173
54/173
57/175
56

174
56/175
56/175
67

49

49
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Part No. Index

Part No. GTIN* PG Weight PU SU Page Part No. GTIN* PG Weight PU SU Page
767 710 070851 05000301 1.01 kg 1 pc(s) 49 772323 054462 05000409 8769 1 pc(s) 88
767 711 070820 05000301 116 kg 1 pc(s) 49 772324 080188 05000408 7199 1 pc(s) 85
767 712 074699 05505001 379 1 pc(s) 111 772330 069220 05000408 5609 1 pc(s) 83
767 713 094925 05505001 459 1 pc(s) 111 772331 066304 05000408 566 g 1 pc(s) 83
767 720 070844 05000301 1.89kg 1 pc(s) 49 772340 057456 05000408 8789 1 pc(s) 83
767 721 070868 05000301 1.23kg 1 pc(s) 49 772341 057425 05000408 9029 1 pc(s) 83
767 724 125902 05000301 4.22kg 1 pc(s) 52
767 730 070813 05000301 113kg 1 pc(s) 49 773034 114562 05000408 6349 1 pc(s) 83
767 731 070875 05000301 1.29kg 1 pc(s) 49 773130 057722 05000408 801g 1 pc(s) 83
767 733 070882 05000301 1.29kg 1 pc(s) 49 773234 114555 05000408 6619 1 pc(s) 83
767 740 071063 05000301 1.45kg 1 pc(s) 49 773236 114579 0500 04 08 7149 1 pc(s) 86
767 750 071070 05000301 151kg 1 pc(s) 49 773251 005990 05000408 901g 1 pc(s) 180
767 760 072947 05000301 1779 1 pc(s) 112 773330 057760 05000408 8309 1 pc(s) 83
767 761 072954 05000301 2829 1 pc(s) 112 773331 069244 05000408 7939 1 pc(s) 86
767 762 072961 05000301 3539 1 pc(s) 112
767 763 072978 05000301 5299 1 pc(s) 112 774034 114586 05000409 6629 1 pc(s) 87
767 764 072114 05000301 506 g 1 pc(s) 112 774 130 057739 05000409 7809 1 pc(s) 87
767 766 091696 05000301 1299 1 pc(s) 112 774234 114593 050004 09 7729 1 pc(s) 88
767 771 115118 05000301 6009 1 pc(s) 112 774251 006003 05000409 9559 1 pc(s) 180
767 776 096486 05505001 589 1 pc(s) 111 774330 057715 05000409 941g 1 pc(s) 88
767 777 096493 05505001 469 1 pc(s) 111 774434 114609 05000409 7129 1 pc(s) 88
767 779 093942 05000350 39 1 pc(s) 111 774530 057746 05000409 7009 1 pc(s) 88
767 903 134737 05000301 9929 1 pc(s) 50
767 906 134744 05000301 9929 1 pc(s) 50 775621 102545 050004 09 311g 1 pc(s) 88
767910 134751 05000301 9929 1 pc(s) 50 775626 102569 05000409 3439 1 pc(s) 88
767 920 134768 05000301 110kg 1 pc(s) 50 775631 102552 05000409 2909 1 pc(s) 88
767 921 097360 05000301 1.65kg 1 pc(s) 51 775636 102576 050004 09 3509 1 pc(s) 88
767 922 097384 05000301 1.07 kg 1 pc(s) 51
767 930 134775 05000301 117 kg 1 pc(s) 50 782002 312562 05201002 5.23 kg 1 pc(s) 161
767 931 097377 05000301 1.08 kg 1 pc(s) 51 782020 236509 05201002 10g/PAK 1 PAK 161
767 932 097391 05000301 1.07 kg 1 pc(s) 51 782022 236516 05201002 20g/PAK 1 PAK 161
767 940 134829 05000301 1.39kg 1 pc(s) 49 782024 237193 05201002 36g/PAK 1 PAK 161
767 941 134782 05000301 117 kg 1 pc(s) 50 782028 237223 05201002 66 g/PAK 1 PAK 161
767 944 277731 05000301 1.38kg 1 pc(s) 50 782030 245792 05201002 119kg 1 pc(s) 160
767 950 134836 05000301 144 kg 1 pc(s) 49 782 031 245815 05201002 119 kg 1 pc(s) 160
767 951 134799 05000301 1.26 kg 1 pc(s) 50 782040 245822 05201002 784 g 1 pc(s) 160
767 960 134812 05000301 1.32kg 1 pc(s) 50 782 041 245839 05201002 7849 1 pc(s) 160
767 961 134805 05000301 1.32kg 1 pc(s) 50 782 050 245846 05201002 8519 1 pc(s) 160
767 980 125926 05000301 5.98 kg 1 pc(s) 52 782 051 245853 05201002 851¢g 1 pc(s) 160
767 996 120181 05050103 2.30kg 1 pc(s) 68 782 060 245860 05201002 279 1 pc(s) 160
782077 273375 05201002 449 1 pc(s) 161
769 300 080867 050004 11 2.80kg 1 pc(s) 91 782 081 273344 05201002 499 1 pc(s) 161
769 304 149144 050004 11 2.00 kg 1 pc(s) 90 782085 273443 05201002 709 1 pc(s) 161
769 352 007345 050004 11 3.70kg 1 pc(s) 179 782 091 273474 05201002 779 1 pc(s) 161
769 400 080881 050004 11 3.37kg 1 pc(s) 91 782092 468092 05201002 709 1 pc(s) 161
769 500 080904 050004 11 392kg 1 pc(s) 91 782097 445970 05201002 16 g/PAK 1 PAK 160
769 502 004542 050004 11 4.54kg 1 pc(s) 179 782098 274013 05201002 30g/PAK 1 PAK 161
769 503 003996 050004 11 1.65kg 1 pc(s) 91 782099 274006 05201002 459/PAK 1 PAK 161
769 504 004559 050004 11 1.66 kg 1 pc(s) 91
769 505 004566 050004 11 146 kg 1 pc(s) 91 783003 310179 05000303 1.24kg 1 pc(s) 46
769 508 052383 050004 11 4.50kg 1 pc(s) 179 783006 310155 05000303 1.27kg 1 pc(s) 46
769 509 068230 05050104 3589 1 pc(s) 178 783010 297869 05000303 1.23kg 1 pc(s) 46
769 511 135055 050004 11 441kg 1 pc(s) 85 783011 310131 05000303 1.25kg 1 pc(s) 48
769 515 157361 050004 11 6.01kg 1 pc(s) 179 783013 310186 05000303 1.47 kg 1 pc(s) 46
769 701 242470 05000301 7509 1 pc(s) 112 783020 310124 05000303 1.35kg 1 pc(s) 46
769 712 242517 05000301 5.23 kg 1 pc(s) 52 783022 310117 05000303 1.35kg 1 pc(s) 48
769 714 246768 05000301 2.80 kg 1 pc(s) 171 783030 310100 05000303 1.62kg 1 pc(s) 46
783033 310162 05000303 1.28kg 1 pc(s) 48
770001 011762 050004 02 753 g/m 1m 80 783045 310094 05000303 1.35kg 1 pc(s) 48
783066 310148 05000303 1.27kg 1 pc(s) 48
771 230 144392 050004 14 1.05kg 1 pc(s) 101 783103 317277 05000303 1.27kg 1 pc(s) 46
771231 144408 050004 14 1.05kg 1 pc(s) 101 783106 317260 05000303 1.27kg 1 pc(s) 46
771232 144415 050004 14 1.05kg 1 pc(s) 101 783110 317253 05000303 1.27kg 1 pc(s) 46
771233 144422 050004 14 1.05kg 1 pc(s) 101 783120 317246 05000303 1.35kg 1 pc(s) 46
771316 150393 05000408 4189 1 pc(s) 84 783130 317239 05000303 1.61kg 1 pc(s) 46
783141 317222 05000303 1.46 kg 1 pc(s) 47
772310 057593 05000408 4699 1 pc(s) 83 783151 317215 05000303 1.55kg 1 pc(s) 47
772311 057586 050004 08 4829 1 pc(s) 83 783161 317208 05000303 1.61kg 1 pc(s) 47
772312 054431 05000408 4809 1 pc(s) 88 783231 310087 05000303 1.46 kg 1 pc(s) 46
772313 054448 05000409 4009 1 pc(s) 88 783233 310063 05000303 1.46 kg 1 pc(s) 48
772314 080171 050004 08 4469 1 pc(s) 85 783235 310049 05000303 1.55 kg 1 pc(s) 46
772320 057432 05000408 7859 1 pc(s) 83 783240 310056 05000303 1.46 kg 1 pc(s) 46
772321 057449 05000408 756 9 1 pc(s) 83 783243 310018 05000303 1.55kg 1 pc(s) 48
772322 054455 05000409 7479 1 pc(s) 88 783245 310032 05000303 1.61kg 1 pc(s) 46 .?
o
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Part No. Index

Part No.

783 250
783 255
783270
783 275
783 280
783 285
783 290
783332
783 335
783342
783 345
783 395
783420
783430
783460
783511
783520
783530
783533
783 536
783900
783 905
783 906
783920
783 925
783930
783 945

784032
784 038
784085
784 201
784 301
784 352
784 401
784 480
784 501
784 755
784 756

785100
785111
785 112
785 119
785 159
785 169
785213
785214
785215
785 216
785217
785218
785219
785225
785310
785311
785312
785313
785314
785 315
785 316
785317
785318
785319
785325
785329
785 330
785331
785332
785333
785334
785335
785 336
785337

190

GTIN*

309999
309982
309852
309845
317284
316898
316904
310070
310001
310025
309975
309951
309890
309906
309869
309937
309913
309968
309920
309944
292505
292499
292482
292437
292444
292451
436466

018679
138452
018686
006591
006553
006072
006614
054479
006560
054202
230118

087606
070257
106550
098213
284517
284753
090279
090286
090293
090309
090316
090323
090330
136434
092013
307551
307568
307582
307575
106277
106284
106291
106307
106314
106581
284760
451872
451889
451896
451902
451919
451926
451933
451940

PG

05000303
05000303
05000303
05000303
05000303
05000303
05000303
05000303
05000303
05000303
05000303
05000303
05000303
05000303
05000303
05000303
05000303
05000303
05000303
05000303
05000101
05000101
05000101
05000150
05000150
05000303
05000303

05000408
05000408
05000408
05000408
05000408
05000408
05000408
05000408
05000408
05000408
05000408

05010101
050501 04
05010101
05010101
05010101
05010101
05010101
05010101
05010101
05010101
05010101
05010101
05010101
05010101
05010101
05000105
05000105
05000105
05000105
05010101
05010101
05010101
05010101
05010101
05010101
05010101
05020301
05020301
05020301
05020301
05020301
05020301
05020301
05020301

Weight

1.61kg
1.61 kg
2.48kg
291kg
3.31kg
3.80kg
5.56 kg
146 kg
1.55kg
1.61kg
1.61 kg
1.61kg
1.55kg
1.55kg
3.31kg
1.27kg
1.55kg
1.61 kg
1.61kg
1.61kg
4439
4889
7029
5209
7459
2659
116 kg

969 g
1.01kg
872¢g
8809
1.70kg
806 g
1.30kg
600g
195kg
1.54kg
1.60kg

18.00 kg
612 g
17.80 kg
5109
1209
3129
3209
3209
3209
3209
3209
3209
789
1409
12.70 kg
1109
1309
1509
2509
6329
959
1309
1529
2479
6009
135¢g
9239
1.06 kg
1.09kg
110kg
115kg
1.06 kg
1.09 kg
110 kg

PU SU

1 pc(s;
1 pc(s;
1 pc(s
1 pc(s]
1 pc(s;
1 pc(s
1 pc
1 pc(
1 pef
1 pe
1 pc
1 pc(
1 pef
1 pc(

[CORCORCONCORCORCIONCONC)

1 pc(s
1 pc(s]

Page

46
48
a7
47
a7
a7
47
a7
a7
47
a7
a7

169

169

172
48
46
46
48
46

113

113

113

114

114

114

114

85
85
85
85
85
179
85
85
85
179
179

118
104/120/178
118
120
120
120
120
120
120
120
120
120
120
120
120
35
35
35
35
34
35
35
35
35
34
120
126
126
126
126
126
126
126
126

Part No.

785338
785 340
785 341
785342
785343
785 344
785 345
785 346
785 347
785348
785 350
785 351
785352
785353
785 354
785 355
785 356
785 357
785 358
785 360
785 361
785 362
785362
785363
785 363
785 364
785 365
785 366
785367
785 368
785370
785371
785372
785373
785374
785 375
785 376
785377
785 398
785 399
785442
785443
785444
785458
785 459
785 465
785 466
785467
785468
785471
785472
785490
785502
785592
785637
785638
785639
785 640
785 641
785642
785643
785644
785645
785 646
785 647
785648
785 649
785 650
785652
785705
785706
785707
785708
785709

GTIN*

451957
451964
451988
451995
452015
452022
452039
452046
452053
452060
452077
452084
452091
452107
452114
452121
452138
452145
452152
452169
452176
452183
452183
452190
452190
452206
452213
452220
452237
452244
456006
456037
456051
456075
456082
500242
500259
501034
146532
146525
152847
152854
556539
115064
115057
088733
088030
088740
088757
088764
087057
086890
087347
087552
100701
086920
087019
087026
087897
087903
087910
087927
086869
089174
087040
088047
088054
106536
111479
341449
341456
341487
341463
341470

PG

05020301
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020304
0502 03 04
050203 04
05020304
0502 03 04
050203 04
05020304
0502 03 04
050203 04
05020304
0502 03 04
050203 50
05020350
0502 03 50
0502 03 50
05020350
05020350
05020350
05020350
05010102
05010102
05050105
05050105
05050105
05010105
05010105
05010105
05010105
05010105
05010105
05010105
05010105
05010103
05010101
05010101
050002 01
05000201
05000201
050002 01
05000201
05000201
050002 01
05000201
05010103
05010105
05010105
05010105
05010105
050002 01
05000201
0502 04 01
0502 04 01
050204 01
0502 04 01
0502 04 01

Weight

1.27 kg
9709
1.00kg
1.03 kg
1.06 kg
1.09 kg
112 kg
115kg
118 kg
1.30kg
7779
896 g
926 g
956 g
9869
1.02 kg
1.05kg
1.08kg
111 kg
7479
7779
8079
8079
8379
8379
8679
8979
9279
9579
9879
769
80g
879
929
959
1029
107 g
7049
1569
7579
2809
5509
7819
5.80 g/mm
56.00 kg
41.50 kg
0.83g/mm
38.00kg
1.64 g/mm
20.00 kg
195 g/mm
2409
7.20kg
509
l49g
69
159
559
559
759
809
809
4209
7609
739
199
29
229
8g
4009
4009
4009
4009
4009

PU SU

1 pc(s)
1 pc(s)
1 pc(

1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)

1 pc(s)
1 pe(s)
1 pefs)
1 pc(s)
1 pe(s)
1 pefs)
1 pc(s)
1 pe(s)

1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)

1 pc(s)
500 mm
1 pc(s)

1 pc(s)
500 mm
1 pc(s)
500 mm
1 pc(s)
500 mm
1 pc(s)

1 pc(s)

1 pc(s)
10 pc(s)
10 pc(s)
10 pc(s)
10 pc(s)
10 pc(s)
10 pc(s)
10 pc(s)
10 pc(s)
1 pc(s)

1 pc(s)

1 pc(s)

1 pc(s)

1 pc(s)
10 pc(s)
10 pc(s)
1 pc(s)

1 pc(s)

1 pc(s)

1 pc(s)

1 pc(s)

Page

126
126
126
126
126
126
126
126
126
126
130
130
130
130
130
130
130
130
130
130
130
130
131
130
131
130/131
130/131
130/131
130/131
130/131
137
137
137
137
137
137
137
137
121
121
153
153
153
109
109
109
109
109
109
110
110
147
117
120
39
39
39
39
39
39
39
39
146
109
110
110
110
39
39
151
151
151
151
151
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Part No. Index

Part No.

785721
785722
785723
785724
785724
785738
785739
785 750
785 755
785 756
785757
785 758
785 759
785769
785770
785771
785772
785773
785774
785775
785779
785780
785781
785782
785783
785784
785785
785788
785789
785790
785796
785797
785798
785799
785800
785808
785 809
785810
785811
785 812
785820
785821
785822
785823
785824
785 825
785 826
785827
785828
785 829
785830
785831
785832
785833
785834
785 835
785 836
785 840
785 841
785842
785843
785844
785 845
785 846
785 850
785851
785 852
785853
785854
785 855
785 856
785 860
785 861
785 862

GTIN*

360198
360242
360266
360310
360310
274716
274723
529694
152861
152878
152885
245150
329362
152007
149458
149465
149472
149489
149502
149519
151994
149526
149533
149540
149557
149564
149571
149588
149595
489776
124912
124936
124943
124950
131019
242265
242296
242302
242319
242326
433182
426979
426993
427013
426986
427006
427020
433199
459953
459113
486157
486164
486171
486188
486195
486201
486218
486232
486249
486256
486263
486270
486287
486294
486300
486317
486324
486331
486348
486355
486362
486379
486386
486393

PG

05020503
05020503
05020450
05020550
05020550
05020450
05020450
0502 02 04
05020203
05020203
05020203
05020203
05020203
05020201
05020201
05020201
050202 01
05020201
05020201
05020201
050202 02
05020202
05020202
05020202
05020202
05020202
050202 02
05020202
05020202
05020550
05020101
05020101
05020101
05020101
05020101
050201 02
05020102
05020102
050201 02
05020102
05020550
0502 05 04
050205 04
050205 04
0502 05 04
050205 04
050205 04
05020550
05020550
05020550
05020107
05020107
05020107
05020107
05020107
05020107
05020107
05020108
05020108
05020108
05020108
05020108
05020108
05020108
05020105
05020105
05020105
05020105
05020105
05020105
05020105
05020106
050201 06
05020106

Weight

1829
2949
1489
529
529
399
59
8009
2.62kg
2.73kg
2.83kg
3.21kg
3.28kg
1.86 kg
1.86 kg
1.73kg
1.85kg
190 kg
216 kg
2.01kg
1.40 kg
146 kg
1.53 kg
1.53kg
1.65kg
173kg
1.83kg
1129
75 g/Pa
1679
3109
3309
3179
3379
3409
2509
2709
4519
4529
4639
83g
3259
3279
3299
3509
3489
3529
1039
23¢9
419
2079
2109
2449
2669
2729
2909
3059
3009
3059
3269
3699
3699
392¢g
4059
2979
3109
3209
3309
343g
3639
3679
3809
3839
3909

Catalogue - Safety Equipment / Directories -2026

PU SU

1 pc(s)

1 pc(s)
1 Pa
1 pc(s)
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa

Page

151
151
152
149/150
151/153
151
151
141
140
140
140
140
140
140
140
140
140
140
140
140
140
140
140
140
140
140
140
141
141
150
144
144
144
144
144
145
145
145
145
145
149
149
149
149
149
149
149
149
149
149
143
143
143
143
143
143
143
143
143
143
143
143
143
143
144
144
144
144
144
144
144
144
144
144

Part No.

785863
785 864
785 865
785 866
785870
785880
785881
785 882
785883
785884
785885
785 886
785900
785901
785902
785903
785904
785905
785906
785907
785908
785909
785940
785 950
785 960
785961

787 000
787001
787002
787 003
787004
787 005
787 006
787007
787008
787011
787012
787013
787014
787 015
787 016
787017
787018
787 021
787 022
787 023
787 024
787 025
787 026
787027
787028
787 100
787 101
787 102
787 103
787 104
787 105
787 106
787 107
787108
787 109
787 110
787111
787 112
787 113
787 114
787 200
787 201
787 202
787 203
787 204
787 205
787 206

GTIN*

486430
486409
486416
486423
497504
539778
539822
539785
539792
539808
539815
545021
469556
469563
469570
469587
469594
469600
476516
476523
476530
476547
106253
106383
502796
502789

483088
482296
482302
482319
482425
482654
482661
482722
482715
482739
482746
482753
482760
482777
482784
482791
482807
482814
482821
482432
482449
482456
482463
482470
482487
483118
483125
483132
483149
483156
483163
483170
483187
483194
483224
483231
483248
483255
483262
483279
507876
507920
507937
507944
507951
507968
507975

PG

05020106
050201 06
05020106
05020106
0502 05 05
050206 03
05020603
0502 06 03
050206 03
050206 03
0502 06 03
050206 03
05020350
05020350
05020350
05020350
0502 0350
05020350
05020350
05020350
05020350
05020350
05010101
05010101
05990000
05990000

05010103
05020315
05020315
050203 15
05020315
05020315
050203 15
05020315
05020315
050203 15
05020315
05020315
050203 15
05020315
05020315
050203 15
050203 15
05020315
05020315
050203 15
05020315
050203 15
050203 15
05020315
050203 15
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103

Weight

3909
4209
4279
4479
4109

2.43kg
2.43kg
2.55kg
3.08kg
3.18kg
3.27kg
2.43kg
2.55kg
3.08kg
3.27kg
10.85kg
27.30kg
4.34kg
3.28kg

5009
4539
4779
4979
4879
5179
5309
5479
5709
2779
2939
3079
3239
3539
3679
3909
4079
2379
2279
2509
2479
2609
2779
2879
2939
4309
4309
4309
6509
6509
6509
6509
83049
8309
8309
83049
960 g
960 g
960 g
960 g
6009
6009
6009
6009
6009
6009
6009

PU SU

1 Pa
1 Pa

1 Pa

1 Pa

1 pc(s)
1 pc(s
1 pe(
1 pe(
1 pef
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)

[CONCORCONC)

1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa

Page

144
144
144
144
150
139
139
139
139
139
139
139
152
152
152
153
153
153
152
152
153
153
117
119
152
153

147
138
138
138
138
138
138
138
138
138
138
138
138
138
138
138
138
138
138
138
138
138
138
138
138
147
147
147
147
147
147
147
147
147
147
147
147
147
147
147
148
148
148
148
148
148
148
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Part No. Index

Part No.

787 207
787 208
787 209
787 210
787 211
787220
787221
787 222
787223
787224
787 225
787 226
787 227
787 228
787 229
787 230
787 231
787 350
787 351
787 352
787 353
787 354
787 355
787 356
787 357
787 358
787 360
787 361
787 362
787 363
787 364
787 365
787 366
787 367
787 368
787 370
787371
787 372
787 373
787 374
787 375
787 376
787 380
787 381
787 382
787383
787 384
787 385
787 386
787 457
787 459
787 461
787 462
787 463
787 464
787 465
787 466
787 467
787 468
787 469
787 471
787 472
787 473
787 474
787 475
787 476
787 477
787 478
787 479
787 480
787 481
787 482
787 483
787 484

192

GTIN*

507982
507999
508002
508019
508026
508033
508040
508057
508064
508088
508095
508101
508118
508125
508132
508149
508156
478169
478176
478183
478190
478206
478213
478220
478237
478244
478251
478268
478275
478282
478299
478305
478312
478329
478336
512467
512337
512344
512351
512368
512375
512382
512399
512405
512412
512429
512436
512443
512450
480070
480087
513884
513839
513891
513907
513914
513846
513853
513860
513938
513747
513754
513761
513778
513785
513792
513808
513815
513822
479821
479838
479845
479852
479814

PG

05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
0502 03 04
0502 03 04
05020304
050203 04
050203 04
05020304
050203 04
050203 04
05020304
050206 01
050206 01
050206 01
050206 01
050206 01
050206 01
050206 01
0502 06 02
0502 06 02
0502 06 02
0502 06 02
050206 02
05020602
0502 06 02
05010105
05010105
05010105
05010105
05010105
05010105
05010105
05010105
05010105
05010105
05010105
05010105
05010105
05010105
05010105
05010105
05010105
05010105
05010105
05010105
05010103
05010103
05010103
05010103
05010103

Weight

6009
6009
6009
6009
6009
6509
6509
6509
6509
6509
6509
6509
6509
6509
6509
6509
6509
7779
8llg
8309
8159
833¢g
8809
912¢g
9329
9369
7479
7779
8079
8379
8679
9279
9579
9879
8669
8909
960 g
1.03 kg
110kg
117 kg
1.24 kg
1.31kg
110 kg
116 kg
1.21kg
1.26 kg
1.32kg
1.38kg
1.43 kg
33.10kg
83.20kg
3.31kg
6.62 kg
993 kg
13.24 kg
16.55 kg
19.86 kg
2317kg
26.48kg
29.79kg
8.32kg
16.64 kg
2496 kg
33.28kg
41.60 kg
4992 kg
58.24 kg
66.56 kg
74.88 kg
959
1159
123g
1469
183¢g

PU SU

1 Pa

1 Pa

1 Pa

1 Pa

1 Pa

1 Pa

1 Pa

1 Pa

1 Pa

1 Pa

1 Pa

1 Pa

1 Pa

1 Pa

1 Pa

1 Pa

1 Pa

1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s
1 pc(s
1 pc(s
1 pc(
1 pef
1 pcf
1 pcf
1 pc(s
1 pc(s
1 pc(;
1 pc(
1 pc(
1 pc(
1 pc(;
1 pef
1 pc(
1 pc(;
1 pcf
1 pc(
1 pc(;
1 pc(s
1 pc(s
1 pc(s;
1 pc(s
1 pc(s
1 pc(s;
1 pc(s
1 pcf
1 pc(;
1 pef
1 pc(
1 pc(
1 pef
1 pc(
1 pc(;
1 pef
1 pc(
1 pc(;
1 pc(;
1 pe(
1 pc(
1 pc(s)
1 pc(s)
1 Pa

1 Pa

1 Pa

1 Pa

1 Pa
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Page

148
148
148
148
148
148
148
148
148
148
148
148
148
148
148
148
148
134
134
134
134
134
134
134
134
134
134
134
134
134
134
134
134
134
134
139
139
139
139
139
139
139
139
139
139
139
139
139
139
108
108
108
108
108
108
108
108
108
108
108
108
108
108
108
108
108
108
108
108
145
145
145
145
146

Part No.

787 485
787 486
787 487
787 490
787 491
787 492
787 493
787 494
787 495
787 496
787 497
787 600
787 601
787 602
787 603
787 604
787 610
787 611
787 612
787613
787 614
787 615
787 616
787 617
787 618
787 620
787 621
787 622
787 623
787 624
787 625
787 626
787 627
787 630
787 631
787 632
787 633
787 634
787 635
787 636
787 637
787 638
787 639
787 640
787 641
787 650
787 651
787 652
787 653
787 654
787 660
787 661
787 662
787 663
787 664
787 665
787 666
787 667
787 668
787 670
787 671
787672
787673
787 674
787 675
787 676
787 677
787 680
787 681
787 682
787 683
787 684
787 685
787 686

GTIN*

479920
479937
479944
479951
479968
479975
479982
479999
480001
480018
480025
490130
490147
490154
490161
492165
490178
490185
490192
490208
490215
490222
490239
490246
490253
490260
490277
490284
490291
490307
490314
490321
490338
490345
490352
490369
490376
490383
490390
490406
490413
490420
490437
490444
490451
490468
490475
490482
490499
490505
490512
490529
490536
490543
490550
490567
490574
490581
490598
490604
490611
490628
490635
490642
490659
490666
490673
490680
490697
490703
490710
490727
490734
490741

PG

05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05010103
05020301
05020301
05020301
05020301
05020301
05020301
05020301
050203 01
05020301
05020301
050203 01
05020301
05020301
05020301
05020301
05020301
05020301
05020301
05020301
05020301
05020301
05020301
05020301
05020301
05020301
05020301
05020301
05020301
05020301
05020301
05020301
05020301
05020301
05020301
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302

Weight

197g
200g
2269
303g
3479
3639
3539
427¢g
4339
4839
487¢g
960 g
960 g
1.33kg
960 g
960 g
960 g
960 g
960 g
9609
9609
9609
960 g
9609
9609
111 kg
111 kg
111 kg
111 kg
111 kg
111 kg
111 kg
111 kg
9609
960 g
960 g
960 g
960 g
960 g
9609
960 g
960 g
960 g
960 g
960 g
1.02 kg
1.02 kg
1.02 kg
1.02 kg
1.02 kg
1.02 kg
1.02 kg
1.02 kg
1.02 kg
1.02 kg
1.02 kg
1.02 kg
1.02kg
1.02 kg
1.08kg
1.08kg
1.08 kg
1.08 kg
1.08kg
1.08 kg
1.08 kg
1.08kg
8789
8789
8789
8789
8789
8789
8789

PU SU

1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 Pa
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)

Page

146
146
146
145
145
145
145
146
146
146
146
126
126
126
126
126
127
127
127
127
127
127
127
127
127
128
128
128
128
128
128
128
128
129
129
129
129
129
129
129
129
129
129
129
129
126
126
126
126
126
127
127
127
127
127
127
127
127
127
128
128
128
128
128
128
128
128
129
129
129
129
129
129
129
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Part No. Index

Part No.

787 687
787 688
787 689
787 690
787 691
787700
787701
787 702
787703
787 704
787 710
787 711
787712
787 713
787714
787 715
787 716
787717
787718
787720
787721
787722
787723
787724
787725
787726
787727
787730
787731
787 732
787733
787734
787 735
787 736
787 737
787738
787 739
787 740
787 741
787 750
787 751
787 752
787 753
787 754
787 760
787 761
787 762
787 763
787 764
787 765
787 766
787 767
787 768
787770
787771
787772
787773
787774
787775
787776
787777
787780
787781
787 782
787783
787784
787 785
787786
787787
787 788
787789
787 790
787 791
787 800

GTIN*

490758
490765
490772
490789
496194
490796
490802
490819
490826
490833
490840
490857
490864
490871
490888
490895
490901
490918
490925
490932
490949
490956
490963
490970
490987
490994
491007
491014
491021
491038
491045
491052
491069
491076
491083
491090
491106
491113
491120
491137
491144
491151
491168
491175
491182
491199
491205
491212
491229
491236
491243
491250
491267
491274
491281
491298
491304
491311
491328
491335
491342
491359
491366
491373
491380
491397
491403
491410
491427
491434
491441
491458
491465
491472

PG

05020302
05020302
05020302
05020302
05020302
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
050203 04
05020304
0502 03 04
050203 04
050203 04
0502 03 04
050203 04
050203 04
050203 04
0502 03 04
050203 04
05020304
050203 04
050203 04
05020304
0502 03 04
050203 04
05020304
0502 03 04
0502 03 04
05020304
0502 03 04
0502 03 04
05020304
0502 03 04
0502 03 04
05020304
0502 03 04
0502 03 04
05020304
0502 03 04
050203 04
050203 04
0502 0304
05020303

Weight

8789
8789
8789
8789
8789
9809
9809
9809
9809
9809
9809
9809
9809
9809
9809
9809
9809
9809
9809
1.02 kg
1.02 kg
1.02 kg
1.02 kg
1.02kg
1.02kg
1.02 kg
1.02kg
8809
8809
8809
8809
8809
8809
8809
8809
8809
8809
8809
8809
7709
7709
7709
7709
7709
7709
7709
7709
7709
7709
7709
7709
7709
7709
8409
8409
8409
8409
8409
8409
8409
8409
9309
9309
9309
9309
9309
9309
9309
9309
9309
9309
6789
6789
9809
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PU SU

1 pc(s;
1 pc(s;
1 pc(s
1 pc(s]
1 pc(s;
1 pc(s
1 pc(
1 pc(;
1 pef
1 pc(
1 pc(;
1 pc(
1 pef
1 pc(
1 pc(;
1 pef
1 pc(
1 pc(
1 pef
1 pe(
1 pc(s)
1 pc(s)
1 pc(s)

CORCONCONCORCORCORCONCONCORCORCINCONCONC)

1 pc(s)
1 pc()
1 pc(s)
1 pc(s)
1 pc@)

Page

129
129
129
129
129
130
130
130
130
130
131
131
131
131
131
131
131
131
131
132
132
132
132
132
132
132
132
133
133
133
133
133
133
133
133
133
133
133
133
130
130
130/131
130/131
130/131
131
131
131
131
131
131
131
131
131
132
132
132
132
132
132
132
132
133
133
133
133
133
133
133
133
133
133
133
133
134

Part No.

787 801
787 802
787 803
787 804
787 810
787 811
787 812
787 813
787 814
787 815
787 816
787 817
787 818
787 820
787821
787 822
787 823
787 824
787 825
787 826
787 827
787 830
787 831
787832
787 833
787 834
787 835
787 836
787 837
787 838
787 839
787 840
787 841
787 850
787 851
787 852
787 853
787 854
787 860
787 861
787 862
787 863
787 864
787 865
787 866
787 867
787 868
787 870
787871
787 872
787 873
787 874
787 875
787 876
787 877
787 880
787 881
787 882
787 883
787 884
787 885
787 886
787 887
787 888
787 889
787 890
787 891
787 900
787901
787 902
787903
787 904
787 905
787 906

GTIN*

491489
491496
491502
491519
491526
491533
491540
491557
491564
491571
491588
491595
491601
491618
491625
491632
491649
491656
491663
491670
491687
491694
491700
491724
491731
491748
491755
491762
491779
491786
491793
491809
491816
491823
491830
491847
491854
491861
491878
491885
491892
491908
491915
491922
491939
491946
491953
491960
491977
491984
491991
492004
492011
492028
492035
492042
492059
492066
492073
492080
492097
492103
492110
492127
492134
492141
492158
515048
515055
515062
515079
515086
516120
516175

PG

05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
05020303
050203 04
05020304
050203 04
050203 04
05020304
0502 03 04
050203 04
05020304
050203 04
050203 04
050203 04
0502 03 04
0502 03 04
0502 03 04
05020304
050203 04
050203 04
05020304
0502 03 04
050203 04
05020304
050203 04
050203 04
05020304
0502 03 04
050203 04
05020304
0502 03 04
0502 03 04
05020304
0502 03 04
050203 04
05020304
0502 03 04
05020302
05020302
05020302
05020302
05020302
05020302
05020302

Weight

9809
9809
9809
9809
9509
9509
9509
9509
9509
9509
9509
9509
9509
1.06 kg
1.06 kg
1.06 kg
1.06 kg
1.06 kg
1.06 kg
1.06 kg
1.06 kg
8809
8809
8809
8809
8809
8809
8809
8809
8809
8809
8809
8809
8809
8809
8809
8809
8809
8509
8509
8509
8509
8509
8509
8509
8509
8509
9309
9309
9309
9309
9309
9309
9309
9309
7489
7489
7489
7489
7489
7489
7489
7489
7489
7489
7489
7489
1.03kg
1.06 kg
1.08kg
114 kg
118kg
1.23kg
1.26 kg

PU SU

1 pc(s)
1 pc(s)
1 pc(

1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)

1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s;

Page

134
134
134
134
135
135
135
135
135
135
135
135
135
135
135
135
135
135
135
135
135
136
136
136
136
136
136
136
136
136
136
136
136
134
134
134
134
134
135
135
135
135
135
135
135
135
135
136
136
136
136
136
136
136
136
136
136
136
136
136
136
136
136
137
137
137
137
127
127
127
127
127
127
127
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Part No. Index

Part No.

787 907
787908
787909
787910
787911
787912
787913
787914
787915
787916
787917
787918
787919
787 920
787 921
787 922
787923
787 924
787 925
787 926
787 927
787928
787 929
787 930
787931
787 932
787933
787934
787 935
787 936
787937
787 938
787 939
787 940
787941
787942
787943
787944
787 945
787 946
787 947
787 948
787949

194

GTIN*

516182
516199
516205
516212
516229
516236
516243
516250
516267
516274
516281
516298
516304
516311
516328
516335
516342
516359
516366
516373
516380
516397
516403
516410
516427
516434
516441
516458
516465
516472
516489
516496
516502
516519
516526
516533
516540
516557
516564
516571
516588
516595
516601

PG

05020302
05020302
05020302
05020302
05020302
05020302
050203 02
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
050203 04
05020304
050203 04
050203 04
05020304
050203 04
050203 04
05020304
0502 03 04
050203 04
0502 03 04
0502 03 04
050203 04
050203 04
05020304
050203 04
050203 04
05020304
050203 04

Weight

1.31kg
1.37 kg
141kg
1.44 kg
1.48 kg
151 kg
1.55kg
1.71kg
175kg
1.79kg
1.83kg
1.86 kg
190kg
195kg
198kg
2.03kg
1.79kg
1.80kg
1.87 kg
191 kg
195kg
195 kg
2.04kg
210kg
1.46 kg
149 kg
1.51kg
1.60kg
1.65kg
1.63kg
1.65kg
1.76 kg
1.72 kg
1.81 kg
177 kg
1.87kg
190 kg
193 kg
1.00kg
1.00kg
1.00kg
1.00kg
1.00kg

PU SU

1 pc(s)
1 pc(s)
1 pc(s
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)

«

Page

127
127
127
127
127
127
127
128
128
128
128
128
128
128
128
128
128
128
128
128
128
128
128
128
131
131
131
131
131
131
131
131
131
131
131
131
131
131
132
132
132
132
132

Part No.

787 950
787 951
787 952
787 953
787 954
787 955
787 956
787 957
787 958
787 959
787 960
787 961
787962
787 963
787 964
787 965
787 966
787 967
787968
787 969
787970
787971
787972
787973
787974
787975
787976
787977
787978
787979
787980
787981
787982
787983
787 984
787 985
787 986
787 987
787 988
787 989
787 990
787991
787992

GTIN*

516618
516625
516632
516649
516656
516663
516670
516687
516694
516700
516717
516724
516755
516762
516830
516847
516854
516861
516878
516885
516892
516908
516922
516939
516946
516953
516960
516977
516984
516991
517004
517011
517028
517035
517042
517059
517066
517073
517080
517097
517103
517110
517127

PG

05020304
050203 04
050203 04
05020304
0502 03 04
050203 04
050203 04
0502 03 04
050203 04
050203 04
0502 03 04
050203 04
050203 04
05020304
050203 04
050203 04
05020304
050203 04
050203 04
05020304
050203 04
050203 04
05020304
0502 03 04
050203 04
05020304
0502 03 04
050203 04
05020304
0502 03 04
050203 04
05020304
050203 04
050203 04
050203 04
050203 04
050203 04
050203 04
05020304
050203 04
050203 04
05020304
050203 04

Weight

1.00kg
1.00kg
1.00kg
1.00kg
114 kg
114 kg
114 kg
114 kg
114 kg
114 kg
114 kg
114 kg
8909

9209

9509

9809

1.01kg
1.04 kg
1.07 kg
110kg
113 kg
116 kg
119kg
1.22kg
1.25kg
1.28kg
8809

9209

960 g

1.00kg
1.02 kg
1.06 kg
110kg
114 kg
118kg
9709

1.00kg
1.03kg
1.05kg
110kg
114 kg
118kg
1.22kg

PU SU

1 pc(s)
1 pc(s)
1 pcf
1 pc(
1 pef
1 pc(
1 pcf
1 pef
1 pef
1 pc(
1 pef
1 pc(
1 pc(
1 pef
1 pef
1 pc(
1 pef
1 pc(s
1 pc(s)
1 pe(s)
1 pc(s)
1 pc(s)
1 pe(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)

[CONCONCORCORCORCONCONCORCONCORCORCIORCORCORCINCS

Page

132
132
132
132
132
132
132
132
132
132
132
132
134
134
134
134
134
134
134
134
134
134
134
134
134
134
135
135
135
135
135
135
135
135
135
136
136
136
136
136
136
136
136
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Part No. Index

Part No.

787993
787994
787995
787 996
787997
787 998
787 999

788000
788 001
788002
788003
788 004
788 005
788 006
788 007
788 008
788 009
788010
788 011
788012
788013
788 014
788 015
788016
788 017
788018
788019
788 020
788021
788 022
788 023
788 024
788 025
788 026
788 027
788028

790 150
790 160
790 250

GTIN*

517134
517141
517158
517172
517189
517196
517202

517219
517233
517240
517257
517264
517271
517288
517295
517301
517318
517349
517356
517363
517370
517387
517394
517400
517424
517431
517448
517455
517462
517479
517486
517493
517509
517516
517523
517530

005365
018693
089495

PG

05020304
0502 03 04
050203 04
05020304
0502 03 04
050203 04
050203 04

050203 04
050203 04
050203 04
050203 04
050203 04
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020302
05020304
050203 04
050203 04
05020304
050203 04
050203 04
05020304
050203 04
050203 04
050203 04
050203 04
050203 04

05000409
0500 04 09
050004 01

Weight

8309
860 g
8909
9209
9509
980 g
1.01kg

1.04 kg
1.07 kg
110kg
113 kg
116 kg
1.23kg
1.26 kg
1.29kg
1.32kg
1.35kg
1.35kg
1.38kg
1.41 kg
144kg
1.47 kg
1.50 kg
2.04 kg
1.36 kg
1.39kg
1.42kg
1.45kg
1.48 kg
1.51 kg
1.54kg
1.57kg
1.60 kg
1.63kg
1.66 kg
1.20kg

450¢g
7379
1939
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PU SU

1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)

1 pc(y)
1 pc(s)
1 pc(y)
1 pc(y)
1 pc(s)
1 pc()
1 pc()
1 pc(s)
1 pc(y)
1 pc(y)
1 pc(s)
1 pc(s)
1 pc(y)
1 pc(s)
1 pc(y)
1 pc(y)
1 pc(s)
1 pc(y)
1 pc(y)
1 pc(s)
1 pc(s)
1 pc(y)
1 pc(s)
1 pc(s)
1 pc()
1 pc(s)
1 pc(s)
1 pc(s)
1 pcfs)

1 pc(s)
1 pc(s)
1 pc(s)

Page

137
137
137
137
137
137
137

137
137
137
137
137
129
129
129
129
129
129
129
129
129
129
129
129
133
133
133
133
133
133
133
133
133
133
133
133

88
88
7

Part No.

790 251
790 260
790 261

792030
792 190
792 450
792 451
792 455
792 456

793010
793 020
793030
793231
793 235
793 240
793 250
793530
793 536

795001
795020
795212

799 006
799 009
799019
799100
799 930
799 932
799934
799 936
799 938

923110
923 116
923 117
923118
923119

GTIN*

089501
089518
089525

005853
068315
051744
230170
376724
446625

556805
556812
556829
556836
556850
556843
556867
556874
556881

011816
424296
423237

157347
123298
123304
237094

092426
085978
093478
104969
104976

PG

05000401
0500 04 01
050004 01

0500 04 09
050004 09
05000409
0500 04 09
050004 09
05000409

050003 04
050003 04
050003 04
050003 04
050003 04
050003 04
05000304
05000304
05000304

0500 04 02
050004 10
050004 10

0500 04 09
0500 04 09
0500 04 09
05040101
107050 00
107050 00
10705000
107050 00
107050 00

05030101
05030101
05030101
05030101
05030101

Weight

2489
180 g
2779

6109
1.22kg
2.60kg
2.60kg
2.89kg
294kg

1.00 kg/m
2.87 kg
3319

4.00kg

5.10 kg

3289
12.20 kg

4649
429
429
38¢g
38g

PU SU

1 pc(s)
1 pc(s)
1 pefs)

1 pc(s)
1 pc(s
1 pef
1 pc(
1 pc(s
1 pc(s)

[CONCORCONCS

1 Stk.
1 Stk.
1 Stk.
1 Stk.
1 Stk.
1 Stk.
1 Stk.
1 Stk.
1 Stk.

1m
1 pc(s)
1 pc(s)

1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)

10 pc(s)
10 pc(s)
10 pc(s)
10 pc(s)
10 pc(s)

Page

7
7
7

89
88
180
180
180
180

45
45
45
45
45
45
45
45
45

80
95
95

87
86
86
104
23
23
23
23
23

183
183
183
183
183
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Variant No. Index

Variant No.

VIKPXFR
VIRC3P2
V2KWXUL
V2WPYVF
V3CMOFR
V3NCSHX
V3RQASE
V3WIMYY
VARJTA2
VAYPRGE
V5DHK24
V5SVXPH
V5VN56Z
VBVE249
V7GN8WU
V8D4AQ2
V8MCNWM
V8PPJEF
VBVF7CP
VOJF26K
VI1E77B
V18JQHQ
V27E2GP
VA3FCV8
V76D5TH
VO3UVAP
V162LDM
V291ZZT
V797FE6
V7265NS
V8115WA
VA3926U
VAB3PJV
VABRSSE
VACNLPS
VAM7M6H
VANH53Y
VBIDETL
VB53TC9
VCEY1U6
VD28FAD
VDXTBGF
VDZ2VDX
VESESFZ
VESK3HM
VE5MT89
VE9HQHJ
VEH4JQY
VF33XR2
VFVI1Z7K
VFZ17T3
VG3V6T2
VGAGXHQ
VGCMAAS
VGHVBP5

196

GTIN*

165427
163737
165588
165601
165687
164031
163744
163676
165526
165243
461970
164727
165465
164185
162389
163485
165441
165649
165458
163294
163515
163546
163980
165571
164178
164024
162655
163997
163188
163355
163508
165403
165410
164048
165540
165267
461987
165632
163270
165397
165434
164192
163843
165557
162679
163522
165496
163850
165564
163331
165663
165298
165618
162518
360389

PG

05000404
05000413
050004 04
05000404
050004 04
050004 02
050004 13
050004 04
050004 04
050004 02
050004 10
050004 04
050004 04
050004 02
050004 02
050004 02
05000404
050004 04
050004 04
050004 02
050004 02
050004 02
050004 02
05000404
050004 02
05000402
050004 12
050004 02
050004 02
050004 02
050004 02
050004 04
050004 04
050004 02
0500 04 04
050004 02
050004 10
0500 04 04
050004 02
050004 04
050004 04
050004 02
050004 13
0500 04 04
050004 12
050004 02
050004 04
050004 12
050004 04
050004 02
050004 04
050004 02
050004 04
05000402
05000405

Weight

9.85kg
5879
499 kg
8.06 kg
8.31kg
3.44 kg
1.09 kg
3.65kg
5.76 kg
114 kg
10.00 kg
6.33kg
4.81kg
10.00 kg
4.62kg
6.04 kg
414kg
3.67kg
4.66 kg
2.09kg
5.52 kg
191 kg
7.89kg
411 kg
10.00 kg
2.42kg
1.38kg
9.39kg
6.65 kg
1.04 kg
4.60 kg
6.81 kg
7.80kg
6.65 kg
7.51kg
4.25kg
10.00 kg
1.53kg
8.23kg
5.33kg
3.94kg
10.00 kg
1.38kg
3.20kg
1.53kg
1.24kg
791 kg
1.25kg
10.00 kg
5.07 kg
5.68 kg
7.32kg
9.31kg
10.00 kg
112 kg

PU SU

1 pc(s)
1 pc(s)
1 pc(s
1 pc(s
1 pc(s;
1 pc(s
1 pc(s
1 pc(s;
1 pef
1 pef
1 pcf;
1 pef
1 pef
1 pe(

ICORCORCONCORCONC)

1 pc(s
1 pc(s]
1 pc(s;

1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)
1 pc(s)

Page

92
99
93
93
93
81
99
92
93
80
94
92
93
82
81
81
93
93
93
80
81
81
81
93
82
81
96
81
80
80
81
92
92
81
93
80
95
93
80
92
92
82
99
93
96
81
93
97
93
80
93
81
93
82
80

Variant No.

VGJID2QX
VGM214B
VGUVRRG
VHB8QTCZ
VH95BZZ
VHBWUNH
VHNEFQE
VHVINKR
VI7VGZD
VJ13VWW
VKB2Q6J
VKVBG8W
VKZLVU3
VL2FG28
VLB2F3G
VLL6IWS
VM2J753
VMBDCM1
VMLM2BZ
VMRSJWD
VMZDL8N
VN35H5D
VN63A91
VNC1SOW
VNRLBXU
VPBYVAT
VP33XYL
VPHO8CT
VPHPZV2
VPZBBSL
VQT7PF5A
VQKTKAT
VQY44GL
VQYP8B2
VRABOWB
VRDSN66
VRIG23Y
VRP32FL
VSB29AH
VSHDQZB
VSJ3Y6N
VSUNBNV
VSY71K4
VTCS2XV
VTIKEZU
VTSYOXH
VUBP6LE
VUKMT58
VV7M6CQ
VVL7AKP
VWBDMPS
VZC3FST
VZKQZB5
VZL6TGH
VZPWOLG

GTIN*

165373
164017
164000
163775
165274
163645
450837
164147
163553
162136
163829
360136
165502
450820
163607
163348
165281
165519
165489
163805
165625
163560
163812
163539
450868
162686
450875
165472
163379
163317
164154
163768
165656
163195
165533
163669
163300
165595
162662
163836
461994
163782
163287
163584
165250
163621
165380
163799
461963
164130
165670
163324
164161
163362
163751

PG

050004 04
0500 04 02
05000402
050004 14
0500 04 02
050004 04
050004 10
0500 04 02
050004 02
050004 02
050004 14
0500 04 05
050004 04
05000410
050004 02
050004 02
050004 02
050004 04
050004 04
05000412
050004 04
050004 02
050004 14
050004 02
050004 10
050004 14
050004 10
050004 04
050004 02
050004 02
050004 02
050004 14
050004 04
050004 04
050004 04
050004 04
050004 02
050004 04
05000413
050004 13
050004 10
050004 13
050004 02
050004 02
050004 02
050004 04
050004 04
05000413
050004 10
050004 02
050004 04
050004 02
050004 02
050004 02
050004 12

Weight

3.00kg
2.01kg
1.67 kg
5.43 kg
3.54kg
7.86 kg
5.64 kg
10.00 kg
2.67kg
2.27kg
5.58 kg
1.51 kg
790 kg
5.68 kg
3.83kg
6.08 kg
5.05 kg
5.09 kg
6.44 kg
110kg
2.75kg
219kg
5.40 kg
1.56 kg
10.00 kg
6.13kg
10.00 kg
5.75kg
1.55kg
4.03kg
1.86 kg
5.23 kg
4.51kg
715kg
6.72 kg
3.29kg
2.93kg
6.12 kg
8059
171kg
10.00 kg
156 kg
9829
2.83kg
299kg
6.40 kg
4.38kg
1.25kg
10.00 kg
10.00 kg
712 kg
5.47 kg
2.28kg
1.31kg
6759

PU SU

1 pc(s)
1 pc(s)
1 pef

1 pc(s
1 pc(
1 pc(s
1 pef
1 pc(
1 pef
1 pef
1 pc(
1 pef
1 pef
1 pc(
1 pef
1 pef
1 pe(
1 pef
1 pef
1 pe(
1 pc(
1 pef
1 pe(
1 pc(;
1 pef
1 pe(
1 pc(;
1 pc(s
1 pc(s
1 pc(s;
1 pc(s
1 pc(s
1 pc(s;
1 pc(s
1 pc(s
1 pc(s;
1 pef
1 pef
1 pcf;
1 pef
1 pc(s
1 pc(s
1 pc(s
1 pc(s

)
)
)
)
1 pc)
)
)
)
)
)

[CONCONCONCORCORCONCONCONCONCORCONCORCORCORCORCORCIONCORCONCORCORCONCIORCORC)

2222l

JCONC):

1 pc(s
1 pc(s
1 pc(s
1 pc(
1 pc(s
1 pc(s)
1 pc(s)

@
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92
81
81
101
81
92
94
82
81
80
101
80
93
94
81
80
81
93
93
97
93
81
101
81
95
101
95
93
80
80
82
101
93
92
93
92
80
93
99
98
95
98
80
81
80
92
92
99
94
82
93
80
82
80
95
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All specifcations and recommendations in this catalogue on the
possible applications of our products should be regarded as
product information and for advisory purposes only and are based
on our experience and expertise and are given to the best of our
knowledge. We do not accept any liability in this respect.

This particularly applies to the different conditions of use which
are beyond our control. We recommend to check whether the
respective DEHN product is suitable for the intended application.
Application, use and processing of our products are beyond our
control. Therefore, the product is completely subject to the user’s
responsibility.

lllustrations are not binding.

We accept no liability for misprints, modifcations and errors.

General Terms and Conditions

Our ,General Terms and Conditions" for deliveries and
services apply in the most current version available at
www.dehn-international.com

Catalogue - Safety Equipment / Directories -2026

*GTIN (EAN-Code)

No. For reasons of clarity, only the individual GTIN part is speci-

fed. The country and DEHN code (40 13364) must be put in front

of this number.

1 The country and DEHN code (69 42299) must be put in front of
this number.

Abbrevations:

PG Product-Group
PU Packing Unit
SuU Sales Unit

(piece, meter, millimeter, kilogram, grams,
liter, kit or pair)

pc(s) Piece

m Meter

mm Millimeter

kg Kilogram

g Grams

Ltr Liter

Pa Pair

Pak Kit

Weight  Weight per sales unit
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Type Index

Type Part No. Page Type Part No. Page Type Part No. Page
AB 32 46 RW K L1000 700080 40 APDID42 787900 127 APDOD OGF52 788002 137
AB 32 46 RW K L1500 700081 40 APDID44 787901 127 APDOD OGF 54 788003 137
AB 32 46 RW K L2000 700082 40 APDID46 787902 127 APDOD OGF 56 788004 137
AB 32 46 RW K L2500 700083 40 APDID48 787903 127 APDOD YE 22 787 945 132
AB 3246 RW K L3000 700084 40 APDID50 787904 127 APDOD YE 23 787946 132
AB 32 46 RW K L3500 700085 40 APDID52 787905 127 APD OD YE 24 787 947 132
AB 32 46 RW K L4000 700086 40 APDID54 787906 127 APD OD YE 25 787948 132
AB 32 46 RW K L4500 700087 40 APDID56 787907 127 APD OD YE 26 787949 132
AB 32 46 RW K L5000 700088 40 APDID58 787908 127 APDOD YE 27 787950 132
AB 32 46 RW K L5500 700089 40 APDID60 787909 127 APDOD YE28 787951 132
AB 3246 RW K L6000 700090 40 APDID62 787910 127 APD OD YE 29 787952 132
AD EP TI M10 745022 99 APDID64 787911 127 APDOD YE30 787953 132
ADES SQ SK 765001 90 APDID 66 787912 127 APDOD YE 42 787931 131
ADES SQ SK 765001 95 APDID68 787913 127 APDODYE44 787932 131
ADES SQ SQL 765006 91 APDID90 787923 128 APD OD YE 46 787933 131
AD FB18 7 STK SN7007 766321 33 APDID 9% 787924 128 APD OD YE 48 787934 131
AD HV STK SQ 766313 66 APDID98 787925 128 APDOD YE50 787935 131
AD M12 STK 30 350 766352 114 APDID 102 787926 128 APD OD YE52 787936 131
AD PHE4 STK 410 783930 114 APDID 106 787927 128 APDOD YE54 787937 131
AD SQ ZK 165 766396 35 APDID 110 787928 128 APDOD YE56 787938 131
ADS ZK 185 766389 35 APDID114 787929 128 APD OD YE58 787939 131
AD ZK 3M 170 766059 167 APDID 118 787930 128 APD OD YE 60 787940 131
AD ZK 25 200 766055 114 APDIDF34 788005 129 APD OD YE 62 787941 131
AD ZK 185 766392 35 APDIDF36 788006 129 APDOD YE 64 787942 131
AD ZK STK 30 360 766359 34 APDIDF38 788007 129 APDOD YE 66 787 943 131
AD ZK STK 30 360 766359 114 APDIDF40 788008 129 APD OD YE 68 787944 131
AD ZK STK 30 360 766359 167 APDIDF42 788009 129 APDOD YE90 787954 132
AH ISMTC 766038 113 APDIDF44 788010 129 APD OD YE 94 787955 132
AK 25 ESH STK SN7361 766 372 166 APDIDF 46 788011 129 APDODYE98 787956 132
AK 36 SK STK 330 766364 33 APDIDF48 788012 129 APD OD YE 102 787957 132
AK 36 SK STK 330 766364 112 APDIDF50 788013 129 APD OD YE 106 787958 132
AK 36 SQ STK 360 766365 33 APDIDF52 788014 129 APD OD YE 110 787959 132
AK 36 SQ STK 360 766365 112 APDIDF54 788015 129 APDOD YE 114 787960 132
AK AH ZK ISMTC 766049 113 APDIDF56 788016 129 APDOD YE 118 787 961 132
AK SK24 SK12 763712 38 APDODOG 22 787976 135 APDODYEF 34 788017 133
APAB 80 785377 137 APDOD OG 23 787977 135 APDOD YEF 36 788018 133
APAB 90 785370 137 APDOD OG 24 787978 135 APDOD YEF 38 788019 133
APAB 100 785371 137 APD OD OG 25 787979 135 APDOD YEF40 788020 133
APAB 110 785372 137 APDOD OG 26 787980 135 APDOD YEF42 788021 133
APAB 120 785373 137 APD OD OG 27 787981 135 APDOD YEF44 788022 133
APAB 130 785374 137 APDOD OG 28 787982 135 APD OD YEF 46 788023 133
APAB 140 785375 137 APDOD OG 29 787983 135 APDOD YEF48 788024 133
APAB 150 785376 137 APD OD OG 30 787984 135 APD OD YEF 50 788025 133
APAB 785788 141 APD OD OG 42 787962 134 APD OD YEF 52 788026 133
APAKP 785789 141 APDOD OG 44 787963 134 APDOD YEF54 788027 133
APB APC2 29C 785790 150 APD OD OG 46 787964 134 APD OD YEF 56 788028 133
APC 4850 785755 140 APD OD OG 48 787965 134 APG8 785796 144
APC 5254 785756 140 APDOD OG50 787966 134 APGS8L 785808 145
APC 56 58 785757 140 APDOD OG 52 787967 134 APG9 785797 144
APC 60 62 785758 140 APD OD OG 54 787968 134 APGIL 785809 145
APC63CS 785880 139 APD OD OG 56 787969 134 APG 10 785798 144
APC63CM 785881 139 APD OD OG 58 787970 134 APGI10L 785810 145
APC63CL 785882 139 APD OD OG 60 787971 134 APG11 785799 144
APC 63C XL 785883 139 APD OD OG 62 787972 134 APG11L 785811 145
APC 63C 2XL 785884 139 APDOD OG 64 787973 134 APG 12 785800 144
APC 63C 3XL 785885 139 APD OD OG 66 787974 134 APG12L 785812 145
APC 63C 4XL 785886 139 APD OD OG 68 787975 134 APG GREY 7 785850 144
APC 64 66 785759 140 APD OD OG 90 787985 136 APGGREY 7L 785860 144
APD 63CS 787380 139 APD OD OG %4 787986 136 APGGREY 8 785851 144
APD 63C M 787381 139 APDOD OG 98 787987 136 APGGREY 8L 785861 144
APD 63C L 787382 139 APD OD OG 102 787988 136 APG GREY 9 785852 144
APD 63C XL 787383 139 APD OD OG 106 787989 136 APGGREYO9L 785862 144
APD 63C 2XL 787384 139 APD OD OG 110 787990 136 APG GREY 10 785853 144
APD 63C 3XL 787385 139 APD OD OG 114 787991 136 APG GREY 10L 785863 144
APD 63C 4XL 787386 139 APDOD OG 118 787992 136 APGGREY 11 785854 144
APD ID 22 787914 128 APDOD OGF 34 787993 137 APGGREY11L 785864 144
APDID 23 787915 128 APD OD OGF 36 787994 137 APGGREY 12 785855 144
APD ID 24 787916 128 APDOD OGF 38 787995 137 APGGREY 12L 785865 144
APD ID 25 787917 128 APD OD OGF 40 787996 137 APG GREY 13 785856 144
APDID 26 787918 128 APDOD OGF42 787997 137 APGGREY13L 785866 144
APD ID 27 787919 128 APDOD OGF 44 787998 137 APGXT7 785830 143
APD D 28 787920 128 APD OD OGF 46 787999 137 APGXT7L 785840 143
APDID 29 787921 128 APDOD OGF48 788000 137 APGXT8 785831 143
.g APDID 30 787922 128 APDOD OGF50 788001 137 APGXT8L 785841 143
o
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Type Index

Type Part No. Page Type Part No. Page Type Part No. Page
APG XT9 785832 143 APJOD OG 28 787816 135 APJODYEF46 787736 133
APG XTOL 785842 143 APJOD OG 29 787817 135 APJODYEF48 787737 133
APG XT 10 785833 143 APJOD OG 30 787818 135 APJOD YEF50 787738 133
APG XT 10 L 785843 143 APJOD OG 42 787800 134 APJODYEF52 787739 133
APG XT 11 785834 143 APJOD OG 44 787801 134 APJOD YEF54 787 740 133
APGXT11L 785844 143 APJOD OG 46 787350 134 APJOD YEF 56 787741 133
APG XT 12 785835 143 APJOD OG 48 787351 134 APPSBCS 787002 138
APG XT12L 785845 143 APJOD OG 50 787352 134 APPSBC XS 787001 138
APG XT 13 785836 143 APJOD OG 52 787353 134 APPSBCM 787003 138
APG XT13L 785846 143 APJOD OG54 787354 134 APPSBCL 787004 138
APHO AS 785750 141 APJOD OG 56 787355 134 APPSBC XL 787005 138
APJ 46 785769 140 APJOD OG 58 787356 134 APPSBC 2XL 787006 138
APJ 48 785770 140 APJOD OG 60 787357 134 APPSBC 3XL 787007 138
APJ 50 785771 140 APJOD OG 62 787 358 134 APPSBC 4XL 787008 138
APJ 52 785772 140 APJOD OG 64 787802 134 APSARCE1 SK7 785870 150
APJ 54 785773 140 APJOD OG 66 787803 134 APSCL1 MEHA 785721 151
APJ 56 785774 140 APJOD OG 68 787804 134 APSCL2 MAHA 785722 151
APJ 58 785775 140 APJOD OG 90 787820 135 APSTASI14CFS 785825 149
APJ63C S 787370 139 APJOD OG 94 787821 135 APSTAS14CSC 785822 149
APJ63CM 787371 139 APJOD OG 98 787822 135 APSTAS25CFS 785826 149
APJ 63C L 787372 139 APJOD OG 102 787823 135 APSTAS25CSC 785823 149
APJ 63C XL 787373 139 APJOD OG 106 787824 135 APSTASCL2FS 785824 149
APJ 63C 2XL 787374 139 APJOD OG 110 787825 135 APSTASCL2SC 785821 149
APJ 63C 3XL 787375 139 APJOD OG 114 787826 135 APT 46 785779 140
APJ 63C 4XL 787376 139 APJOD OG 118 787827 135 APT48 785780 140
APJID 22 787610 127 APJODOGF 34 787830 136 APT50 785781 140
APJID 23 787611 127 APJOD OGF 36 787831 136 APT52 785782 140
APJID 24 787612 127 APJOD OGF 38 787832 136 APT54 785783 140
APJID 25 787613 127 APJOD OGF40 787833 136 APT56 785784 140
APJID 26 787614 127 APJOD OGF 42 787834 136 APT58 785785 140
APJID 27 787615 127 APJOD OGF 44 787835 136 APTID 22 787660 127
APJID 28 787616 127 APJODOGF 46 787836 136 APTID23 787 661 127
APJID 29 787617 127 APJOD OGF 48 787837 136 APTID24 787662 127
APJID 30 787618 127 APJOD OGF50 787838 136 APTID 25 787663 127
APJID 42 787600 126 APJOD OG F 52 787839 136 APTID 26 787664 127
APJID 44 787601 126 APJOD OGF54 787840 136 APTID 27 787665 127
APJID 46 785330 126 APJOD OG F 56 787841 136 APTID28 787666 127
APJID 48 785331 126 APJOD YE22 787710 131 APTID 29 787667 127
APJID 50 785332 126 APJOD YE23 787711 131 APTID30 787 668 127
APJID 52 785333 126 APJODYE?24 787712 131 APTID42 787 650 126
APJID 54 785334 126 APJODYE25 787713 131 APTID44 787 651 126
APJID 56 785335 126 APJOD YE 26 787714 131 APTID 46 785340 126
APJID 58 785336 126 APJOD YE27 787715 131 APTID48 785341 126
APJID 60 785337 126 APJOD YE28 787716 131 APTID50 785342 126
APJID 62 785338 126 APJOD YE 29 787717 131 APTID52 785343 126
APJID 64 787602 126 APJOD YE 30 787718 131 APTID54 785344 126
APJID 66 787603 126 APJOD YE 42 787700 130 APTID 56 785345 126
APJID 68 787604 126 APJOD YE 44 787701 130 APTID58 785346 126
APJID 90 787620 128 APJOD YE 46 785350 130 APTID 60 785347 126
APJID 94 787621 128 APJOD YE48 785351 130 APTID 62 785348 126
APJID 98 787622 128 APJOD YE50 785352 130 APTID 64 787652 126
APJID 102 787623 128 APJOD YE 52 785353 130 APTID 66 787 653 126
APJID 106 787624 128 APJOD YE 54 785354 130 APTID 68 787654 126
APJID 110 787625 128 APJOD YE56 785355 130 APTID90 787670 128
APJID 114 787626 128 APJOD YE 58 785356 130 APTID 94 787671 128
APJID 118 787627 128 APJOD YE 60 785357 130 APTID 98 787672 128
APJIDF 34 787630 129 APJOD YE 62 785358 130 APTID 102 787 673 128
APJIDF 36 787631 129 APJOD YE 64 787702 130 APTID 106 787674 128
APJIDF 38 787632 129 APJOD YE 66 787703 130 APTID 110 787675 128
APJIDF 40 787633 129 APJOD YE 68 787704 130 APTID 114 787676 128
APJIDF 42 787634 129 APJOD YE 90 787720 132 APTID 118 787677 128
APJIDF 44 787635 129 APJOD YE 94 787721 132 APTIDF34 787680 129
APJIDF 46 787636 129 APJOD YE98 787722 132 APTIDF 36 787681 129
APJIDF 48 787637 129 APJOD YE 102 787723 132 APTIDF38 787682 129
APJID F 50 787638 129 APJOD YE 106 787724 132 APTIDF40 787683 129
APJID F 52 787639 129 APJOD YE 110 787725 132 APTIDF42 787684 129
APJID F 54 787640 129 APJODYE114 787726 132 APTIDF44 787685 129
APJIDF 56 787641 129 APJODYE 118 787727 132 APTIDF 46 787686 129
APJ OD OG 22 787810 135 APJODYEF34 787730 133 APTIDF48 787687 129
APJOD OG 23 787811 135 APJODYEF36 787731 133 APTIDF50 787 688 129
APJOD OG 24 787812 135 APJODYEF 38 787732 133 APTIDF52 787 689 129
APJOD OG 25 787813 135 APJOD YEF40 787733 133 APTIDF54 787 690 129
APJ OD OG 26 787814 135 APJOD YEF42 787734 133 APTIDF56 787691 129
APJOD OG 27 787815 135 APJODYEF44 787735 133 APTOD OG 22 787860 135 .?
o
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Type Part No. Page Type Part No. Page Type Part No. Page
APT OD OG 23 787861 135 APTOD YE68 787754 131 BEV OL NPFPKWK 750196 177
APTOD OG 24 787862 135 APTOD YE 90 787770 132 BEV OL NPFPKWR 750216 177
APT OD OG 25 787863 135 APTOD YE 94 787771 132 BEVOLNPFR 750218 177
APT OD OG 26 787864 135 APTODYE98 787772 132 BEVOLPFK 750211 177
APT OD OG 27 787865 135 APT OD YE 102 787773 132 BEV OLPFPKWK 750200 178
APTOD OG 28 787866 135 APT OD YE 106 787774 132 BEV OLPFPKWR 750217 178
APT OD OG 29 787867 135 APTOD YE 110 787775 132 BEVOLPFR 750219 177
APT OD OG 30 787868 135 APTOD YE 114 787776 132 BEVOLPFV2K 750214 177
APT OD OG 42 787850 134 APTOD YE 118 787777 132 BEVOLPFV2R 750221 177
APT OD OG 44 787851 134 APTODYEF 34 787780 133 BEVSVUL 750213 178
APT OD OG 46 787360 134 APTOD YEF 36 787781 133 BEV UKHK 70 8500AL 752191 181
APTOD OG 48 787361 134 APTODYEF 38 787782 133 BEV UKHK 70 12000AL 752193 181
APT OD OG 50 787362 134 APTOD YEF40 787783 133 BEV UKHR 70 8500AL 752196 181
APT OD OG 52 787363 134 APTODYEF42 787784 133 BEV UKHR 70 12000AL 752197 181
APT OD OG 54 787364 134 APTODYEF44 787785 133 BEVUSOLST 750212 178
APT OD OG 56 787365 134 APTOD YEF 46 787786 133 BEVWHAZVA 750215 178
APT OD OG 58 787366 134 APTODYEF48 787787 133 BSEPNH13TI 745506 100
APT OD OG 60 787367 134 APTOD YEF50 787788 133
APT OD OG 62 787368 134 APTOD YEF 52 787789 133 DGFEKV VI 745921 97
APT OD OG 64 787852 134 APTODYEF54 787790 133 DGFEKVVI 745921 100
APT OD OG 66 787853 134 APTOD YEF 56 787791 133 DGFEKV VI 745921 102
APT OD OG 68 787854 134 APUP XS 787021 138 DP4040BI13AL 525001 78
APT OD OG 90 787870 136 APUPS 787022 138 DP5050B17 AL 525002 78
APT OD OG 94 787871 136 APUPM 787023 138 DRPAG 759798 111
APT OD OG 98 787872 136 APUPL 787024 138 DRPSPHE3 767779 111
APT OD OG 102 787873 136 APUP XL 787025 138 DSRT DD CPSAACA 782031 160
APT OD OG 106 787874 136 APUP 2XL 787026 138 DSRT DD CPSBACA 782030 160
APT OD OG 110 787875 136 APUP 3XL 787027 138 DSRT DD FSAAAA 782051 160
APT OD OG 114 787876 136 APUP 4XL 787028 138 DSRT DD FSBAAA 782050 160
APT OD OG 118 787877 136 APUS2XL 787016 138 DSRT DD PSAACA 782041 160
APTOD OGF 34 787880 136 APUS3XL 787017 138 DSRT DD PSBACA 782040 160
APTOD OG F 36 787881 136 APUS4XL 787018 138 DSRTFCD8 782099 161
APTOD OGF 38 787882 136 APUS XS 787011 138 DSRTFS815 782077 161
APT OD OG F 40 787883 136 APUSS 787012 138 DSRTFS1015 782081 161
APT OD OG F 42 787884 136 APUSM 787013 138 DSRTFS121.5 782085 161
APTOD OGF 44 787885 136 APUSL 787014 138 DSRTFS1515 782091 161
APT OD OG F 46 787886 136 APUS XL 787015 138 DSRTFS171.5 782092 161
APTOD OGF 48 787887 136 ARS 6540 785443 153 DSRTLWL0.75 782020 161
APT OD OG F 50 787888 137 ARSTK 766889 66 DSRTLWL2.00 782022 161
APT OD OG F 52 787889 137 ASKT GBSW 10 MKST 700113 40 DSRTLWL4.00 782024 161
APT OD OG F 54 787890 137 ASKTRTWS 10 MKST 700112 40 DSRTLWL8.00 782028 161
APT OD OG F 56 787891 137 ASPS11013216.7L 767565 172 DSRTPS 782060 160
APT OD YE 22 787760 131 ASPS110420L 767571 53 DSRTQDII 782002 161
APT OD YE 23 787761 131 ASPS110420S 767572 53 DSRTSRD8L20 782098 161
APTOD YE 24 787762 131 ASPS110420SL 767573 53
APT OD YE 25 787763 131 ASSCHRM12 55 705500 77 EABRN16FS 790150 88
APT OD YE 26 787764 131 ASSCHRM12 M12 40 705504 77 EABRN 16 SKN 790160 88
APT OD YE 27 787765 131 AS SCHR M16 55 M12 705510 77 EAP225KKHHG 728501 176
APT OD YE 28 787766 131 ASSCHR M16 65 750500 77 EAP225MAUSOL 728502 176
APT OD YE 29 787767 131 ASSCHW M12 25 705501 77 EAP25SITUSOL 728503 176
APTOD YE 30 787768 131 ASSCHW M12 336020 77 EAPA3KFP20B13 728522 79
APT OD YE 42 787750 130 ASSCHW M16 30 755501 77 EAPA3KFP 20 KKH 728620 79
APT OD YE 44 787751 130 ASSCHW M16 336025 77 EAPA3KFP25B13 728526 79
APT OD YE 46 785360 130 ASSN 36 STKZK 766380 35 EAPA3KFP25KKH 728625 79
APT OD YE 48 785361 130 ASSN 36 STK ZK 766380 167 EAPA3RN 16EAB 728516 79
APT OD YE 50 785362 130 ASTK 766888 66 EASEKFM 12 775621 88
APT OD YE 50 785362 131 AT5030 785442 153 EASEKFM 16 775631 88
APT OD YE 52 785363 130 AT503228 785444 153 EASEKFS12 775626 88
APT OD YE 52 785363 131 ATIHSNSII 785490 147 EASEKFS16 775636 88
APT OD YE 54 785364 130 ATK 12025M NS 785467 109 EB9VAL 767 713 111
APT OD YE 54 785364 131 ATK120.MNS 785468 109 EBIVLI 767 712 111
APT OD YE 56 785365 130 ATK 13550M NS 785465 109 EFDBU6420C 740200 27
APT OD YE 56 785365 131 ATK135.MNS 785466 109 EFDFHB 740290 27
APT OD YE 58 785366 130 ATN 140 10M NS 785471 110 EFKFL30SKN 792030 89
APT OD YE 58 785366 131 ATN 140..MNS 785472 110 EFKFL40SKN 792190 88
APT OD YE 60 785367 130 ATSPNII 766543 57 EFP 16 RN M12 35SSM 790251 77
APT OD YE 60 785367 131 EFP 16 RN M12 790250 77
APT OD YE 62 785368 130 BEV 2XUKH 70 8500AL 752192 182 EFP 16 RN M16 45 SSM 790261 77
APT OD YE 62 785368 131 BEVBMHZBDWK 751193 181 EFP 16 RN M16 790260 77
APT OD YE 64 787752 130 BEVBMHZBDWR 751197 181 EGOO04AVI 745922 97
APT OD YE 64 787752 131 BEVMFLTE 751192 182 EG SKSTK400 745415 103
APT OD YE 66 787753 130 BEVMFSEK 751191 181 EG SQ STK400 745414 103
APT OD YE 66 787753 131 BEVMFSER 751196 181 EGTIEKV 745 400 100
.g APTOD YE 68 787754 130 BEV OLNPFK 750210 177 EHHBEVOL 740 124 182
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EKFL20 FS 745502 100 EKV3+1 70 R VQYP8B2 VQYP8B2 92 EPNHO00TIM10 745302 99
EK|FL20 DGF 745602 100 EKV3+195G VA3926U VA3926U 92 EP NHOO TISN7379 745307 99
EKS 50 BEV 4M 751040 182 EKV3+195G VE9HQHJ VE9HQHJ 93 EP NHOOVITA 745905 97
EKS 50 BEV 8.5M 751085 182 EKV3+195R V5SVXPH V5SVXPH 92 EPNH13TIGLM10 745017 99
EKS 50 BEV 12M 751120 182 EKV3+195RVRABOWB VRABOWB 93 EPNH13TIM10 745018 99
EKS 50 BEV 13M 751130 182 EKV3+1 120 G VAB3PIV VAB3PJV 92 EPNH13VITA 745910 97
EKS 50 BEV 14M 751140 182 EKV3+1120 G VKZLVU3 VKZLVU3 93 EP NH4ATIM10 745016 99
EKS B10.5 70 4000AL 752040 182 EKV3+1 120 RVACNLP8 VACNLP8 93 EPNH4AVITA 745915 97
EKS B10.5 70 8500AL 752085 182 EKV3+1120RVTSY9XH VTSYOXH 92 ERO BSP ASSM10 1000 STTZN 644000 86
EKS B10.5 70 12000AL 752120 182 EKV3+1150 G VIKPXFR VIKPXFR 92 ESOFIG-1X1 787 461 108
EK SN7089 745510 97 EKV3+1 150 R VHBWUNH VHBWUNH 92 ESOFIG-1X2 787 462 108
EKS TI 2F KVS SBK 745500 98 EKV316TIEKVSB29AH VSB29AH 99 ESOFIG-1X3 787 463 108
EKS TIKVS SBK 766302 98 EKV316TIHKV3RQASE V3RQASE 99 ESOFIG-1X4 787 464 108
EKS VI 2F KVS KK 745903 96 EKV316VIEKVZPWILG VZPWILG 97 ESOFIG-1X5 787 465 108
EKS VI 2F KVS SBK 745901 96 EKV325BSZKVQKTKAT VQKTKA4T 101 ESOFIG-1X6 787 466 108
EKV1+0 16 VAYPRGE VAYPRGE 80 EKV325ISZKVH8QTCZ VH8QTCZ 101 ESOFIG-1X7 787 467 108
EKV1+0 25 VSY71K4 VSY71K4 80 EKV325TIDG VSUN6NV VSUN6NV 98 ESOFIG-1X8 787 468 108
EKV1+0 35 VOJF26K VOJF26K 80 EKV325TIHKVUKMT58 VUKMT58 99 ESOFIG-1X9 787 469 108
EKV1+0 35 VGHVBP5 VGHVBP5 80 EKV325VIDG V162LDM V162LDM 96 ESOFIG-1X10 787 457 108
EKV1+0 50 VKVBG8W VKVBG8W 80 EKV325VIEKVMRSIWD VMRSJWD 97 ES3PFLER 799009 86
EKV1+0 50 VRIG23Y VRJG23Y 80 EKV335BSZKVN63A91 VN63A91 101 ES4FIG-1X1 787 471 108
EKV1+0 70 VPZBBSL VPZBBSL 80 EKV335ISZKVKB2Q6J VKB2Q6J 101 ES4FIG-1X2 787 472 108
EKV1+0 95 VZC3FST VZC3FST 80 EKV335TIDGVSHDQZB VSHDQZB 98 ES4FIG-1X3 787 473 108
EKV1+0 120 V797FE6 V797FE6 80 EKV335TIHKVDZ2VDX VDZ2VDX 99 ES4FIG-1X4 787 474 108
EKV1+0 150 VB53TC9 VB53TC9 80 EKV335VIDG VE5K3HM VES5K3HM 96 ES4FIG-1X5 787 475 108
EKV1+1 16 VESE8FZ VESEBFZ 93 EKV335VIEKVEH4JQY VEH4JQY 97 ES4FIG-1X6 787 476 108
EKV1+1 16 VMZDL8N VMZDL8N 93 EKV350IS ZK VPEYVAT VP6YVAT 101 ES4FIG-1X7 787 477 108
EKV1+1 25 VB1DETL VBIDETL 93 EKV3NHOO TIVIRC3P2 VIRC3P2 99 ES4FIG-1X8 787 478 108
EKV1+1 25 VF33XR2 VF33XR2 93 EKV4u0 16 G VGUVRRG VGUVRRG 81 ES4FIG-1X9 787 479 108
EKV1+1 35 VBPPJEF V8PPJEF 93 EKV4u025GVGM214B VGM214B 81 ES4FIG-1X10 787 459 108
EKV1+1 35 V43FCV8 V43FCV8 93 EKV4u0 35 G VI3UVAP VO3UVAP 81 ESEE27 KBI M10 745203 100
EKV1+1 50 V2KWXUL V2KWXUL 93  EKV4u050 G V3NCSHX V3NCSHX 81 ESEE27TIM10 745201 100
EKV1+1 50 VQY44GL VQY44GL 93 EKV4u0 70 G V7GN8WU V7GN8WU 81 ESEE33KBIM10 745204 100
EKV1+1 70 VFZ17T] VFZ17T) 93 EKV4u0 95 G VABRSSE VABRSSE 81 ESEE33TIM10 745202 100
EKV1+1 70 VRP32FL VRP32FL 93 EKV4u0 120 G V27E2GP V27E2GP 81 ESHU1000SSB 785708 151
EKV1+1 95 V2WPYVF V2WPYVF 93 EKV4u0 150 G V2917ZT V2917ZT 81 ESHU 1000S SO 785707 151
EKV1+1 95 VWBDMPS VWBDMPS 93 EKV5+0 16 G VQ7PF5A VQ7PF5A 82 ESHU1000S SR 785709 151
EKV1+1 120 V3CM9FR V3CM9FR 93 EKV5+025 G VZKQZB5 VZKQZB5 82 ESHU1000SSW 785706 151
EKV1+1 120 VGA4GXHQ VG4GXHQ 93 EKV5+035G V76D5TH V76D5TH 82 ESHU1000S SY 785705 151
EKV2+0 16 G V7265NS V7265NS 80 EKV5+050 G V6VE249 V6VE249 82 ESPHVS 1500 799006 87
EKV2+0 25 G VZL6TGH VZL6TGH 80 EKV5+070G VDXTBGF VDXTBGF 82 ESS3PMI10FM 799019 86
EKV2+0 35 G VPHPZV2 VPHPZV2 80 EKV5+095GVGCMAA5S VGCMAA5 82 ESSK 1000 761010 89
EKV2+0 50 G VJ13VWW VJI3VWW 80 EKV5+0 120 G VVL7AKP VVL7AKP 82 ESSK 1500 761015 89
EKV2+0 70 G VTIKEZU VTIKEZU 80 EKV5+0 150G VHVINKR VHVINKR 82 ESSKSTK 1000 761001 89
EKV2+0 95 G VAM7M6H VAM7M6H 80 EKVFDK 70 8500AL 752086 181 ESSKSTK 2000 761003 89
EKV2+0 120 G VFV1Z7K VFV1Z7K 80 EKVFDK 70 12000AL 752126 181 ESSQ 1000 761011 89
EKV2+0 150 G VLL6JWS VLL6JWS 80 EKVFDKH70 12000AL 752121 181 ESSQ 1500 761016 89
EKV2 50 KKH 600 1800 751150 180 EKVFDR 70 8500AL 752087 181 ESSQ 3000 761031 89
EKV3+0 16 G VE5SMT89 VESMT89 81 EKVFDR 70 12000AL 752127 181 ESSQ STK 1000 761002 90
EKV3+0 25 G VNC1S9W VNC1S9W 81 EKVFDRH70 12000AL 752122 181 ESSQ STK 2000 761004 90
EKV3+0 35 G V18JQHQ V18JQHQ 81 EKVK508500 751086 181 ESTCPSK5000 SN7249 769511 85
EKV3+050 G VJ7VGZD VJ7VGZD 81 EKVK5012000 751126 181 ESTC SQL 4000 769400 91
EKV3+0 50 R VN35H5D VN35H5D 81 EKVKH 5012000 751121 181 ESTC SQL 5000 769500 91
EKV3+0 70 G VH95BZZ VH95BZZ 81 EKVLK504000 750042 180 ESTC SQLHRW 5000 769508 179
EKV3+0 70 R VTCS2XV VTCS2XV 81 EKVLKUKH 70 4000AL 752042 180 ESTC SQLRW 3500 769352 179
EKV3+0 95 G VM2J7S3 VM2J7S3 81 EKVR508500 751087 181 ESTC SQLRW 5000 769502 179
EKV3+095R VLB2F3G VLB2F3G 81 EKVR5012000 751127 181 ESTC SQL STK 3000 769300 91
EKV3+0 120 G VBD4AQ2 V8D4AQ2 81 EKVRH5012000 751122 181 ESTC SQ STK SN7562 769304 90
EKV3+0 120 R V8115WA V8115WA 81 EKVUGKMB 745107 102 ESTES 1500 769505 91
EKV3+0 150 G VG3V6T2 VG3V6T2 81 EKVUGKMBS 745105 102 ESTKS SQL 1500 769503 91
EKV3+0 150 R V11E77B VIIE77B 81 EKV UGK MBSN7354 745115 102 EST SK STK 920 761070 90
EKV3+1 16 G VBMCNWM VBMCNWM 93 EKV UGK MB SN7724 745121 102 EST SQLRW 4855 TA 769515 179
EKV3+1 16 G VGID2QX VGJID2QX 92 EKVUK504000 750041 180 EST SQ STK 920 761075 90
EKV3+1 25 G V8VF7CP VBVF7CP 93 EKV UKQ UKH70 4000AL 752041 180 EST ZS 1500 769504 91
EKV3+1 25 G VRDSN66 VRDSN66 92 EL 16CUEZKS8.5 758216 70 ESYM216 716001 80
EKV3+1 35 G V3WIMYY V3WIMYY 92 EL16CUKS12.58.5 758116 70 ESYM225 725001 80
EKV3+1 35 G V5VN56Z V5VN56Z 93 EL 25CUKS12.58.5 758125 70 ESYM235 735001 80
EKV3+1 50 G VPHI98CT VPHI98CT 93 EL35CUKS12.58.5 758135 70 ESYM250 750001 80
EKV3+1 50 G VUSPELE VU8BP6LE 92 ELM8GPHE 766924 65 ESYM270 770001 80
EKV3+1 50 R VD28FAD VD28FAD 92 ELM8HPHE 766923 65 ESYM295 795001 80
EKV3+1 50 R VMBDCM1 VMBDCM1 93 EL M8MAG PHE PHV 766915 65 ESYM2120 712001 80
EKV3+1 70 G VCEY1U6 VCEY1U6 92 ELM8SPHEPHV 766925 65 ESYM2150 715001 80
EKV3+1 70 G VMLM2BZ VMLM2BZ 93 EL M8 SZPHE PHV 766913 65 EVEH1725EK 758015 69
EKV3+1 70 R VARJ7A2 V4RJ7A2 93 EL M8V PHEPHV 766927 65 EVEHB1600SN7114 758028 70 .?
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EV EHB STK 1600 758095 70 HVSTK431280 766 466 114 ISZKSTK 670 766 368 113
EV TES 465 EK 758020 69 HVSTK 432350 766073 114 ISZKSTKHS 670 766 369 113
EVTES 465 EZ 758021 69 HVD10S 793010 45 ITM12STK 301150 766 115 114
EV TES 465 KS10 758022 69 HVD20S 793020 45 ITPHE4STK 760 783920 114
EV TES 465 SN7215 758036 70 HVD30S 793030 45 ITPHE4STK 1210 783925 114
EV TES STK 1500 758085 70 HVD310S 793231 45 ITZK30STK 30360 766 358 114
EV TES STK 1500 KS 758025 69 HVD620S 793235 45
EV TS 2000 EK 758001 69 HVD1020S 793240 45 KC-Al-8-36-S 787490 145
EV TS 2000 EZ 758003 69 HVD1030S 793250 45 KC-AI-9-36-S 787491 145
EV TS STK 1470 758075 70 HVDU330S 793530 45 KC-AI-10-36-S 787492 145
HVDUG636S 793536 45 KC-Al-11-36-S 787493 145
FD 60 MS SN7271 785225 120 HVTC STK 4100 SN7359 766469 166 KC-BI-8-36-S 787494 146
FEK 4 15 TS FSQL 784755 179 KC-BI-9-36-S 787 495 146
FEK4 15 TS FSQL AB29 784756 179 IMG SAN 1M 10M 785459 109 KC-BI-10-36-S 787 496 146
FLOW SB FO E P CI WRU SRC 36 787200 148 IMG SAN 1M .M 785458 109 KC-BI-11-36-S 787497 146
FLOW SB FO E P CI WRU SRC 37 787201 148 IS 25ZKRK 3160 766 340 167 KFP 20 M10 754205 75
FLOW SB FO E P CI WRU SRC 38 787202 148 IS 36 SK 1000 766001 32 KFP20M1235SSM 754235 75
FLOW SB FO E P CI WRU SRC 39 787203 148 1S 36 SK 1500 766002 32 KFP 20 M1245SN7078 754238 75
FLOW SB FO E P CI WRU SRC 40 787204 148 1S 36 SKSTK 1000 766100 32 KFP20M12 754200 75
FLOW SB FO E P CI WRU SRC 41 787 205 148 1S 36 SQ 1000 766311 32 KFP20M16 45SSM 754645 75
FLOW SB FO E P CI WRU SRC 42 787206 148 1S 36 SQ 1000 766311 35 KFP20M16 754600 75
FLOW SB FO E P CI WRU SRC 43 787207 148 1S 36 SQ 1500 766315 32 KFP20SAL12 706300 75
FLOW SB FO E P CI WRU SRC 44 787208 148 1S 36 SQ 1500 766315 35 KFP 20 W45 M12 35SSM 706235 76
FLOW SB FO E P CI WRU SRC 45 787209 148 1S 36 SQ STK 1000 766301 33 KFP20W45M12 706200 76
FLOW SB FO E P CI WRU SRC 46 787210 148 1S36SQ STK 1000 766301 35 KFP20W45M12 SN7024 706239 76
FLOW SB FO E P CI WRU SRC 47 787211 148 1S 36 STK 301280 766363 33 KFP 20 W45 M16 45SSM 706645 76
FR A10 V2A 524910 78 1S36STK 301280 766363 34 KFP20W45M16 706600 76
FR A12 V2A 524912 78 1S36 STK 301280 766363 113 KFP 20 W90 M12 35SSM 707235 76
FR A16 V2A 524913 78 1S36ZKSTK 1300 785325 34 KFP20W90M12 707200 76
FRS ZK MS 785940 117 1S72.5SQ SN7743 766312 32 KFP 20 W90 M16 45SSM 707645 76
FSG PHE 767776 111 1S 123 SKSTK 2000 766122 32 KFP20W90 M16 707600 76
FSG PHG2 PHV 767777 111 1S 123 SQ STK 2000 766322 33 KFP25M1225SSM 755225 75
FWD 35P NS 785592 120 1S 123 SQ STK 2000 766322 35 KFP25M1235SKM 755627 176
ISK MS QS 6 35 L100 700120 110 KFP 25 M12 45 SSM 755245 75
GL3.5V0.2AE10 766605 111 ISKMS QS 10501100 700121 110 KFP25M12 755200 75
GRPAG 759799 111 ISKMS QS 35951110 700122 110 KFP25M16 25 755636 176
IS M12 AK 635 766328 113 KFP 25 M16 25 SKM 755626 176
HAB 3246 K 700098 40 ISM12STK 640 766331 113 KFP 25 M16 45 SKM 755646 176
HG ZK 230 766393 34 ISMTC N 36 ZK 10600 766037 51 KFP25M1645SSM 755645 75
HISC 1600 785310 120 ISMTC N 36 ZK 10600 766037 113 KFP 25M16 755600 75
HK 8 NS 785648 110 ISN 25 STK 900SN7360 766371 166 KFP25RL 10 725010 75
HOEL 36 20 1100 785399 121 ISN 36 SK STK 1000 766111 32 KFP25RL12 725012 75
HSA194 110 420 16.7 767542 54 ISN36SQ STK 1000 766310 33 KFP25RL14 725014 75
HSA194 110 420 16.7 767542 173 ISN 36 STK 30 1280 766367 33 KFP25RL16 725016 75
HSA 194 110 420 SN7737 767539 54 ISN 36 STK 30 1280 766 367 113 KFP25RL18 725018 75
HSA194 110 420 STK 767541 54 1SN 36 STK 930SN7688 766362 33 KFP25RL20 725020 75
HSA194 110 420 STK 767541 173 ISN 36 STK 930SN7688 766362 113 KFP25SAL12 756300 75
HSA205 U 1 420SN7608 767547 55 ISN 123 SQ STK 2500 766332 33 KFP25WA45 M12 455SM 756245 76
HSA205 U 1 420 STK 767552 55 ISO M12STK 30SN7563 766116 114 KFP 25WA45M12 756200 76
H STK 43 500 766520 114 ISP 36 PVCAL... 763211 107 KFP 25 W45 M16 45SSM 756 645 76
H STK 43 800 766120 114 ISP 36PVCAZ2.. 763221 107 KFP 25 W45 M16 756 600 76
HV 3HH 700015 37 ISP36PVCAS.. 763231 107 KFP 25W90 M12 45SSM 757245 76
HV 3HH ET 700005 37 ISP36PVCAA4.. 763241 107 KFP25W90 M12 757200 76
HV 3HH Sz 700014 37 ISPHE4STK 700 783900 113 KFP 25W90 M16 45SSM 757645 76
HV 3HH SZ ET 700004 37 ISPHE4STK770 783905 113 KFP 25 W90 M16 757600 76
HV EKV ES30 700000 66 ISPHE4STK 1110 783906 113 KK35NS 785647 110
HV EKV ES30 700000 103 IS SK12 HK 1720 763710 38 KK564117 EKHK 745953 104
HV EKV ES30 1500 700003 66 IST36ZKSTK 1300 785315 34 KK564117EKVITI 745952 96
HV EKV ES30 1500 700003 103 ISU STK STK 30SN7564 766117 114 KK564117EKVITI 745952 98
HV EKV ES40 700002 66 ISV 36STK30910 766356 35 KK564117EKVITI 745952 104
HV EKV ES40 700002 103 ISV 36 STK 30910 766356 114 KKH20D SK 772330 83
HV P ST D24 700006 66 ISV 36 STK 301280 766366 35 KKH20DSQ 772331 83
HV P ST D24 700006 103 ISV 36 STK 301280 766366 114 KKH20FS 772312 88
HV P ST D30 700007 66 ISV 220ZK 123 SN7739 785311 35 KKH20HG 772313 88
HV P ST D30 700007 103 ISV 220 ZK MS 785316 35 KKH20SK 772310 83
HV P ST D40 45 700008 66 ISV 320 ZK 123 SN7740 785312 35 KKH20SQ 772311 83
HV P ST D40 45 700008 103 ISV 320 ZK MS 785317 35 KKH20SQL 772314 85
HV STK 30 710 766335 35 ISV420ZK 123 SN7741 785313 35 KKH25D SK 772340 83
HV STK 30 710 766335 114 ISV 420 ZK MS 785318 35 KKH25DSQ 772341 83
HV STK 43910 766456 35 ISV 820ZK 123 SN7742 785314 35 KKH25FS 772322 88
HV STK 43 910 766456 114 ISV 820 ZK MS 785319 35 KKH25HG 772323 88
HV STK 43 975 766077 114 ISV PHE4 431100 783945 114 KKH25SK 772320 83
HV STK 43 1045 766076 114 ISV SK12 1060 763711 38 KKH25SQ 772321 83
.g HV STK 43 1280 766466 35 ISZKSTKG670 766368 51 KKH25SQL 772324 85
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KKL 92 28 12 766994 68 MADCAHRLRM 767133 64 PHE41030SZK 783161 47
KKL 132 36 14 766993 68 MADCALRLRM 767136 64 PHE410S 783010 46
KKL DCA 767107 68 MASDSM12 723199 183 PHE410SZK 783110 46
KKL EKS VIKVS 745902 96 MFBAPS 785724 149 PHE41133S 783255 48
KKL EKS VIKVS 745902 104 MFBAPS 785724 150 PHE411S 783011 48
KKL EKV UGK MB 745106 102 MFBAPS 785724 151 PHE42036S60 783342 47
KKL PK PHE3 L 766036 68 MFBAPS 785724 153 PHE42036S 783245 46
KK M8 024 SK 10 745508 100 MO DIGIKAC2 766483 34 PHE420S 783020 46
KKS M8 0 24 SK10 745509 102 MO DIGIKAC2 766483 166 PHE420SZK 783120 46
KK TA 0 24 SK10 745503 97 MOMS LORE EUK 799100 104 PHE422S 783022 48
KL-A-8-36-S 787480 145 MZ15IECLR6 AL 766618 111 PHE43060S 783270 47
KL-A-9-36-S 787481 145 MZ1.5VL91FR6LI4 766611 111 PHE430S 783030 46
KL-A-10-36-S 787482 145 PHE4 30 S ZK 783130 46
KL-A-11-36-S 787483 145 NHSAGO003NS 785645 146 PHE433S 783045 48
KL-B-8-36-S 787484 146 PHE4 60 110 S 783275 47
KL-B-9-36-S 787485 146 OEK 12 NS 785649 110 PHE460132S 783280 47
KL-B-10-36-S 787 486 146 PHE4 110 132 S 16.7 50 783460 172
KL-B-11-36-S 787487 146 PAP2M12 SSMB13 728312 86 PHE4110220S 783285 47
KL-C-ARC-8-41-S 787100 147 PAP3M12SSMB13RB 728313 86 PHE4220420S 783290 47
KL-C-ARC-9-41-S 787 101 147 PASEKSQ 16 771316 84 PHE4U220S 783520 46
KL-C-ARC-10-41-S 787102 147 PAV3+116 ZAK 758099 70 PHE4U3.333S 783533 48
KL-C-ARC-11-41-S 787103 147 PHE3310S 767711 49 PHE4U330S 783530 46
KL-D-ARC-8-41-S 787104 147 PHE3310SZK 767941 50 PHE4U336S60 783395 47
KL-D-ARC-9-41-S 787105 147 PHE33S 767703 49 PHE4U6.611S 783511 48
KL-D-ARC-10-41-S 787106 147 PHE33SZK 767903 50 PHE4U620S16.750 783430 169
KL-D-ARC-11-41-S 787107 147 PHE3620S 767721 49 PHE4UG636S 783536 46
KL-E-ARC-8-41-S 787108 147 PHE3620SL 767740 49 PHE620S16.71P 767 415 170
KL-E-ARC-9-41-S 787109 147 PHE3620SLZK 767940 49 PHE1516.74TTA 766 616 168
KL-E-ARC-10-41-S 787 110 147 PHE3620SZK 767951 50 PHE1516.76TTA 766 617 168
KL-E-ARC-11-41-S 787111 147 PHE36S 767706 49 PHE1516.7 BELSTK 767 413 170
KL-F-ARC-9-41-S 787112 147 PHE36SZK 767906 50 PHEG1FD M SN7223 767 614 174
KL-F-ARC-10-41-S 787113 147 PHE31030S 767731 49 PHEGLFDP3 767610 174
KL-F-ARC-11-41-S 787114 147 PHE31030SL 767750 49 PHEG1SP SN7240 767636 56
KLFP M16 KSS 795020 95 PHE31030SLZK 767950 49 PHEGL1SP SN7240 767 636 174
KLT2316 4 767500 63 PHE31030SZK 767961 50 PHEGLSP SN7401 767 666 56
KLT 101 30 10 76799 68 PHE310S 767710 49 PHEGL.SPSN7401 767 666 174
KLT 104 9 767574 68 PHE310SZK 767910 50 PHEG2P SN7194 767 637 56
KLT 121 25 16 766601 68 PHE320S 767720 49 PHEG2P SN7194 767 637 175
KLT 1333410 766996 68 PHE320SFU1P 767416 170 PHEG2P SN7259 767 645 56
KLT 160 17 766614 68 PHE320SZK 767920 50 PHEG2P SN7259 767 645 175
KLT 160 17 766614 175 PHE325S50 1P 767125 169 PHEG2 P SN7346 767 639 175
KLT 247 10 22 766602 68 PHE330S 767730 49 PHEG2P SN7407 767640 56
KLT 247 10 22 766 602 175 PHE330SZK 767930 50 PHEG2 P SN7407 767 640 175
KM AB M10 SN7280 745021 100 PHE366 16.7S SN7705 769714 171 PHEG2.P SN7517 767671 56
KR ESH U 1000 785738 151 PHE3PK620L SBZK 767922 51 PHEG2.P SN7517 767 671 175
KSSGBLS 8 766105 113 PHE3PK620SSBZK 767921 51 PHEG2P SN7552 767 647 56
KS SK A NS VP33XYL VP33XYL 95 PHE3PK1030L SBZK 767932 51 PHEG2P SN7552 767 647 175
KS SK C NS VHNEFQE VHNEFQE 94 PHE3PK1030SSBZK 767931 51 PHEG2.P SN7629 767681 56
KS SQ A NS VNRLBXU VNRLBXU 95 PHE3S260110S 767980 52 PHEG2.PSN7629 767 681 175
KS SQ C NS VL2FG28 VL2FG28 94 PHE3S20SZK 767724 52 PHEG2P SN7759 767661 57
KSX SK A MS VANH53Y VANH53Y 95 PHE3S60 110S CSN7774 769712 52 PHEG2P SN7759 767 661 175
KSX SK C MS V5DHK24 V5DHK24 94 PHE3S110132S 767131 171 PHG26 766 706 51
KSX SQ A MS VSJ3Y6N VSJ3Y6N 95 PHE3U330S 767733 49 PHG210 766710 51
KSX SQ C MS VV7M6CQ VV7M6CQ 94 PHE3U330SZK 767960 50 PHG220 766720 51
KTST SET 6ZFS GBSW 10M KT 700111 40 PHE3UG636SSN7728 767944 50 PHV1P612 759706 59
KTST SET 6ZFS RTWS 10M KT 700110 40 PHE413S 783013 46 PHV1P 1020 759712 59
PHE43.311S 783233 48 PHV1P 2036 759736 59
L71 PS PHE 185 767766 112 PHE43.3S 783033 48 PHVIPU536 759716 57
LED APST AS 785829 149 PHE4310S60 783332 47 PSAESET2XLID 785907 152
LED HL ESH 785723 152 PHE4310S 783231 46 PSAESET2XLOD 785909 153
LIGHT SB FO E P CI WRU SRC 36 787220 148 PHE4310SZK 783141 47 PSAESETKONFIID 785960 152
LIGHT SB FO E P CI WRU SRC 37 787221 148 PHE43S 783003 46 PSAESETKONFIOD YE 785961 153
LIGHT SB FO E P CI WRU SRC 38 787222 148 PHE43SZK 783103 46 PSAESETLID 785901 152
LIGHT SB FO E P CI WRU SRC 39 787223 148 PHE46.622S 783243 48 PSAESETLOD 785904 153
LIGHT SB FO E P CI WRU SRC 40 787224 148 PHE46.6S 783066 48 PSAESETMID 785900 152
LIGHT SB FO E P CI WRU SRC 41 787225 148 PHE4620S16.7 783420 169 PSAESETMOD 785903 153
LIGHT SB FO E P CI WRU SRC 42 787226 148 PHE4620S60 783335 47 PSAESETSID 785906 152
LIGHT SB FO E P CI WRU SRC 43 787227 148 PHE4620S 783235 46 PSAESETSOD 785908 153
LIGHT SB FO E P CI WRU SRC 44 787228 148 PHE4620SZK 783151 47 PSAESETXLID 785902 152
LIGHT SB FO E P CIWRU SRC 45 787229 148 PHE46S 783006 46 PSAESETXLOD 785905 153
LIGHT SB FO E P CI WRU SRC 46 787230 148 PHE46SZK 783106 46 PSDCAHRLRM 767 150 64
LIGHT SB FO E P CI WRU SRC 47 787231 148 PHE41020S 783240 46 PSK430SQL 784201 85
LK 440 TS SQL 784352 179 PHE41030S60 783345 47 PSK430SQLEH 784401 85

PHE41030S 783250 46 PSK1032SQL 784032 85 .?

o
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PSK 1032 SQL SB 784038 85 SBKLEKSTIKVS2F 766298 104 STB80ZKMS 785159 120
PSK 10 65 SQL 784301 85 SBKLEKSTIKVS 766300 98 STT552730 785111 104
PSK 10 65 SQL EH 784501 85 SBKLEKSTIKVS 766300 104 STT 552730 785111 120
PSK 10 85 SQL 784085 85 SBKLEKSVIKVS 745900 96 STT552730 785111 178
PSK FV 4 30 SQL 784480 85 SBKLEKSVIKVS 745900 104 STT 11015 769509 178
PSO M8 PHE 766916 65 SCHA10.5V4A 525910 78 STT1203015 766 704 67
PSO M8 PHE L800 766960 65 SCHAI13V4A 525912 78 STT1203015 766 704 175
PSO M8 W25 PHE 766940 65 SCHA17V2A 525916 78 STT18020 766 039 113
PSO M8 W45 PHE 766941 65 SCS 361000 763610 36 SZHH 1060 765040 37
PSO M8 W90 PHE 766950 65 SCS 361500 763611 36 SZHH 1250 765041 37
PSS DIl 745109 102 SCS 36 2000 763612 36 SZHH 1500 765042 37
PVDCAPCLRM 767132 63 SCS36STK 1000 763100 36 SZHHW20 1070 765050 37
PVDCAPCLRMT 767139 63 SCS 721500 763615 36 SZHHW20 1250 765051 37
SCS 72 2000 763620 36 SZHHW20 1500 765052 37
RBK 25 SQ SN7151 715314 84 SCS723000 763630 36
RBK 26 SQ SN7255 715315 84 SCSN 36 STK 1000 763111 36 TFRSMS 785950 119
RBK 30 SQ SN7642 715313 84 SDS1 923110 183 TGDCA 767110 61
RBK 35 SQ 715312 84 SDS2 923117 183 TRSMS 785100 118
REB 25055 ZK MS 785169 120 SDS3 923116 183 TRSMSV1 785112 118
RED E27 E14 UGK MB 745108 102 SDS4 923118 183 TRSNS 785502 117
RK 230 100 AS25 766 056 167 SDS5 923119 183
RKITAPS...SC 785828 149 SEE14 785639 39 UEK25FS 774034 87
RP 250 115 20 766 057 167 SEE18 785650 39 UEK25HG 774234 88
RSI 32 785213 120 SEE27E33 785640 39 UEK25SKN 774434 88
RSI 34 785214 120 SE NHO0 785641 39 UEK30FS 774130 87
RSI 35 785215 120 SENHO 785642 39 UEK30HG 774330 88
RSI 38 785216 120 SENH1 785643 39 UEK30SKN 774530 88
RSI 45 785217 120 SENH23 785644 39 UK25SK 773034 83
RSI51 785218 120 SEREG1TE 785638 39 UK25SQ 773234 83
RSI 58 785219 120 SEREG 2TE 785652 39 UK25SQL 773236 86
RST 36 1000 766040 36 SEREG3TE 785637 39 UK30SK 773130 83
RST 36 1500 766041 36 SETDIGIKAC2 766480 34 UK30SQ 773330 83
RST 36 2000 766042 36 SETDIGIKAC2 766480 166 UK30SQL 773331 86
RST 72.5 1500 766043 36 SKL952110 767701 67 UKK25FL30HG 774251 180
SKS M10X30 V2A 561924 78 UKK25FL30SQL 773251 180
S60 PS PHE 285 767760 112 SKS M12X25V2A 561925 78
S61 PS PHE 435 767761 112 SKS M12X30V2A 561930 78 VHFSAPSTAS 785827 149
S62 PS PHE 620 767762 112 SKS M12X35V2A 561935 78 VHSCAPSTAS 785820 149
S63 PS PHE 780 767763 112 SKS M16X30 V4A 561931 78 VLHOEL 20500 785398 121
S64 PS PHE 880 767764 112 SPBCLPS 782097 160 VPG90 787000 147
S66 PS PHE 880 767771 112 SPGDCAITLRM 767122 62 VS500SPNII 766542 57
S66PS PHE880 C SN7771 769701 112 SPN 500B 766 660 57
$100 ZK MS 785329 120 SPN 1000 A 700100 58 WBN 2002,5M NS 785646 109
SAG DCAALRM 767112 62 SPN 1000B 766665 57 WHSASBSZFUV 700059 39
SAG DCAPHRGA 767101 61 SPN1200D 700102 58 WHSASSV 700058 39
SAG DCAPLRM GA 767102 61 SRH11801IS650MS 785119 120 WHSASZFUV 700060 39
SAKLFP SQ SK 795212 95 SSK36STK560 766 164 33
SAK PFE ARA 792455 180 SSK36STK560 766 164 112 ZK551S 771230 101
SAK PFE ARA AB29 792456 180 SSK 36 STK 930SN7689 766169 112 ZK55ISBL 771231 101
SAK PFE KN 792450 180 SSKM12 765005 32 ZK85BS 771232 101
SAK PFE KN AB29 792451 180 SSKM12 765005 112 ZK85BSBL 771233 99
SB ESH U 1000 785739 151 SSKSQ 765009 33
SBKL EKS TIKVS 2F 766298 98 SSKSQ 765009 112
4
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Key Words

Product Page
Accessory for NS and MS Cleaning Kits 120
Adapter 114
Adapters and End Fittings 66
Artifcial Leather Bag 68/175
ASP Non-Contact Voltage Detector Kit 53
ASP Non-Contact Voltage Detector Kit * 172
Balaclava 150
Barrier and Accessories 40
Canvas Bag 67 /104 /175
Chain post set 40
DEHNarX 21-24
DEHNcap/A Voltage Indicator 62
DEHNCcap/IT Interface Test Unit 62
DEHNcap/P Voltage Indicator 61
DEHNcap/PC-LRM Phase Comparator 63
DEHNcap HR-LRM Test Kit 64
DEHNcap Test Adapter 64
DEHNCcare APS face shield with active protection 149
DEHNCcare APS face shield with headgear 150
DEHNCcare APS face shield with lever arms 151
DEHNCcare ESH U S safety helmet for electricians 151
DEHNCcare - Personal protective equipment -

Size charts 154
DEHNproX 29
DEHNSsense EFD - Hazard Warning Device 25-28
DEHNSshort - Active Arc Fault Protection System 159
DEHNshort 157-162
DEHNsense EFD 27
DEHNwork app 28
Discharge and Equipotential Bonding Devices 69
E-mobility warning signs 39
Earth Connecting Elements for Railway

Applications 180
Earth Connecting Elements for Switchgear

Installations and Overhead Lines 87
Earth Connecting Plates 79
Earth Connecting Plates * 176
Earthing Handle for Low-Voltage Installations 103
Earthing Sticks for Railway Applications 179
Earthing Sticks for Overhead Lines 90
Earthing Sticks for Switchgear Installations 89
Earthing rods for switchgear/overhead lines

Selection guide - Quick overview 82
Earthing and Short-Circuiting Cables, unequipped 79
Earthing and Short-Circuiting Device for

Street Lighting Systems 102

* Railway chapter

206

Product Page
Earthing Kit 86
Earthing Spike 87
Earthing and Short-Circuiting Devices 72
Earthing and Short-Circuiting Devices for Crane

Conductor Bars 101
Earthing and Short-Circuiting Devices for

Railway Applications 180
EaS Devices (fully insulated) for Low-Voltage Cable

Distribution Cabinets 96
EaS Devices (partly insulated) for Low-Voltage Cable

Distribution Cabinets 98
EaS Confgurator: Easy online confguration 91
Electrodes 65
Equipotential Bonding Devices 69
Equipotential Bonding Device with Insulated

Earth Clamps 70
Extensions 114
Fastening Material 78
Fixed Ball Points 75
Fixed Ball Points * 176
Fixed Earthing Points 75
FRS ZK MS Damp Cleaning Kit 117
Hand Oiler for Switchgear Installations 121
Handle / Extensions 114
HSA 194 High-Voltage Indicator 54
HSA 194 High-Voltage Indicator * 173
HSA 205 High-Voltage Indicator 55
HVD Voltage Detector 45
Ice Removal Rod 166
Indoor and outdoor electrician sets 152
Industrial Vacuum Cleaner 120
Insulating blankets up to 1,000 V 109
Insulating caps up to 1,000 V 110
Insulating Elements 114
Insulating gloves up to 500 V 145
Insulating gloves up to 1000V 146
Insulating gloves up to 36 kV 147
Insulating protective shutters up to 36 kV 105
Insulating mats with dielectric strength 50 kV 109
Insulating mats up to 1,000 V and 36 kV 108
Insulating Stick Kit for Cleaning the Windscreens

of Electric Locomotives 167
Insulating Stick with Crank Handle 38
Insulating Sticks 113
IS Insulating Sticks 32
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Key Words

Product

Kits for Railway Applications

LED face shield lamp
LED head torch

Live working
Lock-Out Systems

MikroQmeter LoRe EuK
NH fuse puller up to 1,000 V
Operating Heads

Phase Connecting Elements for Overhead Lines

Phase Connecting Elements for Railway
Applications

Phase Connecting Elements for Switchgear
Installations

PHE/G d.c. Voltage Detector

PHE/G d.c. Voltage Detector *

PHE Voltage Detector *

PHE Voltage Detector Kit

PHE Il Voltage Detector

PHE Il Voltage Detector Kit

PHE Il Voltage Detector Kit *

PHE4 Voltage Detector (British Infuenced
Voltage Level)

PHE4 Voltage Detector High Voltage

PHE4 Voltage Detector High Voltage *

PHE4 Voltage Detector Medium Voltage

PHE4 Voltage Detector Medium Voltage *

PHG Il Voltage Detector

PHE 11l ZK Indicator with Test Prod

Plastic Case

Plastic Bag / Rucksack

Pneumatic glove tester

Practical Additional Information

Protective gloves APG XT

Protective gloves APG

Protective clothing ArcClassic

Protective clothing ArcFit HLP 63

Protective clothing ArcFit Indoor

Protective clothing ArcFit Outdoor

Protective clothing UnderWear

Provisions for periodic inspections
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177

149
152
116

39

104

146

84

179

82

56

174

170

168
49/169
52

171

48
47
172
46
169
51
50
68/104
153
147
n
143
144
140
139
126
130
138
10

Product

Quenching Device QD Il
RST Rescue Rods

Safe working on electric railways

Safety shoes with insulating soles up to 1000 V
SCS Switching Sticks

Services

Single-pole PHV | Phase Comparator

Sheet Steel Case

Short-Circuiting Bar

Short descriptions

Spare Parts

Standards

Storage Bags and Transport Cases / Easy Choice
Storage Devices

Structure of phase comparators

Structure of the voltage detector
Sustainability at DEHN

SZ Fuse Tongs

Telescopic insulating stick, with universal gear
coupling

Test Probes

Test Prods

Test unit for DEHNcap/P

TFRS MS Combined Cleaning Kit

TRS MS Dry Cleaning Kit

TRS NS Dry Cleaning Kit

Two-pole SPN voltage detector for power supply

Two-pole SPN voltage detector for the electrical
trade and industry

Universal Clamps
Voltage Limiting Devices

Wireless Inspection Camera

Page

161
36

163

148

36
13-20
59
67/104

94
1
111
8

67
66/103
58
43
12
37

51
65
12
61
119
118
117
57

58
83/86/87
182

34/166
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HN - International

DEHN SE

Customer Service Center

Commercial customer service

Technical Support

sales@dehn.de

itss@dehn.de

Phone +49 9181 906-1547

Phone +49 9181 906-1774

Fax +49 9181 906-1444

Fax +49 9181 906-1444

Subsidiaries and Representative Offces

Austria:

DEHN AUSTRIA GmbH

www.dehn.at

China:

DEHN Surge Protection (Shanghai) Co. Ltd.

www.dehn.cn

Czech Republic:

DEHN s.r.0.

www.dehn.cz

Denmark: DESITEK A/S www.desitek.dk
France: DEHN FRANCE S.a.r.l. www.dehn.fr

Great Britain: DEHN (U.K.) LTD. www.dehn.co.uk
Hungary: DEHN offce Budapest www.dehn.hu
India: DEHN INDIA Pvt. Ltd. www.dehn.in

Italy: DEHN ITALIAS.p.A. www.dehn.it
Japan: DEHN Japan www.dehn.jp
Mexico: DEHN PROTECTION MEXICO, S.A. de C.V. www.dehn.mx
Netherlands: DEHN NEDERLAND B.V. www.dehn.nl
Poland: DEHN POLSKA Sp. zo.0. www.dehn.pl
Singapore: DEHN (SEA) PTE. LTD. www.dehn.sg
South Africa: DEHN AFRICA (Pty) Ltd. www.dehn-africa.com
Spain: DEHN IBERICA Protecciones Eléctricas, S.A. Unipersonal www.dehn.es
Sweden: DEHN SVERIGE AB www.dehnab.se
Switzerland: ELVATEC AG www.elvatec.ch
Turkey: DEHN offce Istanbul www.dehn.com.tr
United Arab Emirates: DEHN MIDDLE EAST FZE www.dehn.ae

USA: DEHN Inc. www.dehn-usa.com

Sales activities in more than 70 countries worldwide

You can fnd your current local
contact person online at:

http://www.dehn-international.com/en/contact
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www.dehn-international.com

Surge Protection
Lightning Protection / Earthing
Safety EQuipment

DEHN SE
Hans-Dehn-Strafl3e 1
92318 Neumarkt
Germany

Telefon +49 9181 906-0
info@dehn.de

f JO)linlé&)
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reserved. The illustrations are non-binding.
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